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GSR 14,4-2-LI Professional 

Cordless Drill/Driver GSR 14,4-2-LI 
The lightest cordless drill/driver in its class. 

Lowest weight: only 1.3 kg for perfect handling and low-fatigue working  
Newly developed 2-speed planetary gearbox for a powerful and versatile range of applications when 
screwdriving and drilling  
Unique Bosch Premium lithium-ion technology for 400% longer lifetime  

 



Bosch Electronic Cell Protection (ECP): protects the battery against overload, overheating and total discharge  
Integrated LED light for illuminating the work area, even in dark places  
Practical belt clip keeps the tool within reach at all times  
 
 
 

Part no. 0 601 9A4 470 
2 x 1.3 Ah Li-Ion batteries (2 607 336 150)  
Quick Charger AL 1820 CV (2 607 225 426)  
L-Boxx (2 608 438 692)  

Part no. 0 601 9A4 471 
2 x 1.3 Ah Li-Ion batteries (2 607 336 150)  
Quick Charger AL 1820 CV (2 607 225 426)  
L-Boxx (2 608 438 692)  
Accessories L-Boxx  

Technical data 
Torque, max. (hard screwdriving 
applications) 38 Nm 

Torque, max. (soft screwdriving 
applications) 16 Nm 

No-load speed (1st gear/2nd gear) 0 – 400 / 1.250 rpm 
Chuck jaw width, min./max. 10 mm 
Drill spindle thread 1/2" 
Battery voltage 14,4 V 
Weight incl. battery 1,3 kg 
Torque settings 15+1 



Functions 
Multiple gears  
Forward/reverse operation  
Electronic  
Auto-Lock  
Softgrip  
Light  

  

Drilling diameter 
Max. drilling diameter in wood 25 mm 
Max. drilling diameter in steel 10 mm 

Screw diameter 
Max. screw diameter 7 mm 


