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FhEK 1 RO

PART DESCRIPTION L MATERIAL
Nickel plated body
1 (external nickel plated, unplated inside 1 CW6E17N
up to 27
Seat 2 PTFE
Chrome plated ball 1 CWEITTN
Nickel plated end cap
LB (external nickel plated, unplated inside 1 CWB17N
up to 29
5 Nickel plated stem O-ring design 1 CW6E17N
6 Geomet™® nut 1 CB4FF
7 O-Ring 2 FPM
8 Red PVC coated Geomet® steel handle 1 DD
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1.1/4°-2" Hollow ball
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Code EQUEDOSWCUEISBUDDUEHEDDIGEDFUCJSBOGUCJEEUHDD SWIWIEMEDEMNJEEDNW
Dnch) | 14 | 3@ | 12 | 34 | 1 |1 12} 2 |212] 3 4
DN(mm) | & | 10 | 15 | 20 | 25 | 32 | 40 | 50 | 65 | 80 | 100
| (mm)| 9 9 | 11 | 12| 14| 15 17| 19| 22522
L(mm)| 30 | 30 | 50 | 54 | 67 | 77 | 90 | 106 | 136 | 157 | 191
G(mm)| 195|195 25 | 27 | 335|385 | 45 | 53 | 68 | 785 | 955
A (mm)| 82 | 82 | 100 | 120 | 120 | 158 | 158 | 158 | 255 | 255 | 255
H(mm)| 38 | 38 | 43 | 50 | 54 | 73 | 79 | 86 | 132 | 140 | 154
CH(mm) | 20 | 20 | 25 | 31 | 38 | 48 | 54 | 66 | 85 | 99 | 125
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FBhEK 1 PRO)|

Pressure Drop Chart

Pressure-Temperature Chart
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