
Angular contact ball bearings, double row, unsealed

Principal dimensions Basic load ratings Fatigue Speed ratings Mass Designation
dynamic static load Reference Limiting

limit speed speed

d D B C C0 Pu

mm kN kN r/min kg -

10 30 14 7,61 4,3 0,183 22000 24000 0,051 3200 ATN9


