
 
 

 
 
 
 
 
 
 

 
 

 
The picture above is for reference only.  

 

Specifications: 
RATING : 5-24V / 1A DC 
OPERATING LIFE : 50 MILLION CYCLE MIN. 
CONTACT RESISTANCE : 1Ω MAX.  
OPERATING TEMPERATURE: -20°C to 65°C. 
 

  

RS Part no. 
175-8670 TC19M-A1-F1FB00-3CD101 

175-8667 TC19M-A1-F1FG00-3CD101 

175-8678 TC19L-A1-F1FB00-3CD101 

175-8674 TC19L-A1-F1FG00-3CD101 

175-8675 TC19L-A1-F1FB00-L3D101 

175-8671 TC19L-A1-F1FG00-L3D101 
 

 

Datasheet 
RS PRO Capacitive Switches 
Stock number: 175-8XXX (Details as follows) 
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Specifications: 

 



 



 



 



 



 



 


