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The Specification of LCR Accessories

Description:
SMD / chip test fixture

Frequency: DC ~ T0MHz
Max. Voltage: +/- 45V
SMD Size Range: 0201 to 1812 (in inch)

Applicable Instruments:
LCR-6300/6200/6100/6020/6002

L L 04-5mm
W-036mm
H 0.3-8 mm
L 0:03-3mm
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START 4@ Hz 0SC See mvolt STOP 2 MKz
Marker STIMULUS VAL
0 40 Hz 6.02779 mQ
1 1 kHz 6.05293 mQ
2 10 kHz 6.28865 mQ
3 100 kHz 7.28595 mQ
4 300 kHz B8.80728 mQ
5 500 kHz 10.2349 m@
6 1 MHz 13.5967 mQ
7 2 MHz 19.7246 mQ
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START 4@ Hz 0SC Se@ mvolt STOP 2 MHz
Marker STINULUS VAL
0 40 Hz -12.6879 uH
1 1 kHz -11.4629 uH
2 10 kHz 21.8515 nH
3 100 kHz 35.8276 nH
4 300 kHz 34.4119 nH
5 500 kHz 34.2389 nH
6 1 MHz 33.4714 nH
7 2 MHz 33.0244 nH
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START 48 Hz
Marker
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40 Hz

1 kHz
10 kHz
100 kHz
300 kHz
500 kHz
1 MHz

2 MHz

VAL

-2.59596 pF
-2.33748 pF
85.7422 £F
96.5687 £F
97.0407 £F
96.8285 £F
96.6806 £F
96.3468 £F
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