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FOR A BRIGHT FUTURE

LED PAR38 WATERPROOF IP65
SLD561622D

16,0 W-1540lm - 3000K
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GENERAL INFORMATIONS

Code SLD561622D
Ean 8031453026059
Family LED PAR38 WATERPROOF
IP65
Product line PAR
Technology LED
Operating temperature (° C) -20 - +40
Years warranty 3
LIGHTING DATA
CCT (K) 3000
Luminous Jux (lm) 1540
Useful Lumen (lm]) 1400
Beam (°) 40
Color rendering (CRI) >80
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TECHNICAL FEATURES

Base E27
Power (W) 16,0
Equivalence (W) 120

Supply voltage (V) / Max (V) 220/ 240

Power frequency (Hz) 50/60

Current consumption (mA) 75
Power factor >0,9

Dimmer compatibility Sl
On/off cycles 40000
Nominal life (h) 25000
Directional / Non-directional DLS
Mains voltage YES / NO MLS
Factor Total Mains - FTM 1,176

PACKAGING
Packaging BOX
Pack 4/20
Gross weight (Kg) 9
Net weight (Kg) 0.21

NOTE: dati soggetti a modifiche senza preawviso | NOTE: data subject to change without notice
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