Impuise generators

Part number
Single fixed E—
adjustable RS 725-024
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Characteristics
Timing S 0.1->30
Flow at 6 bar NI/min 200
O of passage mm 2,7
Accuracy % 5
Min. reset time S 0.1
Weight g 180
Adjustable single impulse generator
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Principle . e a

Function: transforms a maintained signal into a single pulse of adjustable duration. 7~ [




