
KERN KFA 3000V20
Weighing beams, lacquered steel
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Category
Brand KERN
Product categoriy Component
Product group Weighing beam
Product family KFA-V20-IP67

Measuring System
Weighing capacity [Max] 3000 kg
Readability [d] 1 kg
Loadcell type ZEMIC H8C 1,5 ton

Construction
Dimensions weighing surface 
(W×D) 1200×120 mm

Dimensions weighing surface 1200×120 mm
Dimensions weighing platform 
(W×D×H) 1270×170×83 mm

Material weighing plate steel, lacquered
Material platform steel, lacquered
Material load cell(s) steel
Cable length 5 m
Cable length between weighing 
beam 5 m

Functions
IP protection - complete device IP67 (load cell)
IP protection - load cell IP67

Power Supply
Power supply – Cable length 180 cm

Services (optional)
Article number for DAkkS 
calibration 963-132

Packing & Shipping
Delivery time 2 d
Dimensions packaging (W×D×H) 1320×500×345 mm
Shipping method Freight
Net weight approx. 38 kg
Gross weight approx. 65 kg
Shipping weight 61 kg

Product information
GTIN/EAN number 4045761135680
REACH classification no prohibited substances
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