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RS PRO Metal Spring Toggle Fixings, 
50 mm 

RS Stock No.: 177-7014        

RS PRO Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 
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The RS PRO 50mm Spring Toggle Cavity Wall Fixing is a tough and hardwearing 
metal spring toggle fixing suitable for plasterboard to provide a reliable and strong 
support for fixtures and fixings and capable of a load of up to 10kg. 

 

  

 

Thread Diameter 3 mm 
Hole Diameter 11 mm 
Screw Length 50 mm 
Wall and Fixture Thickness 30 mm 
Minimum Cavity Depth 20 mm 
Recommended Tensile Load 0.1 kN 

 

General Specifications 

Product Description 
ATTRIBUTE 1 


