SIEMENS

Ficha técnica

3SU1002-2BM30-0AA0

Nome da marca do produto
Designagéo do produto
Execugédo do produto
Designacéo do tipo de produto

interruptor com manipulo, iluminavel, 22 mm, redondo, plastico,

amarelo, manipulo, curto, 3 posi¢cdes de comutagao I>Oc<II, tecla
com retorno, angulo de comutagéo 2x45°, 10:30h/12h/13:30h

SIRIUS ACT

Interruptor com manipulo

Elemento de acionamento / sinalizagcao
3SU1

Numero de pontos de comando

Execugdo do elemento de accionamento
Modo de funcionamento do elemento de

Manipulo, curto

a pressionar, 2x45° (10:30h/12h/13:30h), retirada de ambos os
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acionamento lados
Expansao do produto opcional Dispositivo de Sim
iluminagéo
Cor do elemento de acionamento amarelo
material do elemento de acionamento plastico
Forma do elemento de acionamento Manipulo
diametro exterior do elemento de acionamento 32,3 mm
Numero de posigées de comutagéo 3
Angulo de comutagéo
® para a direita 45°
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https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_IC03_XX_07102

® para a esquerda

Anel frontal
Componente do produto Anel frontal

Versao do anel frontal
material do anel frontal
Cor do anel frontal

Dados técnicos gerais
Classe de protecgao IP

Tipo de protecgdo NEMA
Resisténcia ao choque
® segundo a IEC 60068-2-27

® para aplicagbes de vias segundo a DIN EN
61373

Resisténcia a oscilagéo
® segundo a IEC 60068-2-6

® para aplicagbes de vias segundo a DIN EN
61373

Frequéncia de comutagdo méximo
durabilidade mecanica (ciclos de operag&o)
e tipico
Indicadores de referéncia segundo a IEC 81346-
2:2009
Indicadores de referéncia segundo a DIN EN 61346-

45°

Sim
padrao
plastico
preto

IP66, IP67, IP69(IP69K)
NEMA 1, 2, 3, 3R, 4, 4X, 12, 13

Meia onda sinusoidal de 50g / 11 ms

categoria 1, classe B

10 ... 500 Hz: 59

categoria 1, classe B

1800 1/h

1 000 000
S

S

|

Segurancga
Valor B10

® em caso de taxa de exigéncia elevada segundo
SN 31920

Percentagem das falhas potencialmente perigosas

® com taxa de exigéncia baixa segundo SN
31920

® em caso de taxa de exigéncia elevada segundo
SN 31920

Taxa de avaria [valor FIT]

® com taxa de exigéncia baixa segundo SN
31920
Valor T1 para intervalo de teste de verificagdo ou
tempo de duragéo segundo a IEC 61508

300 000

20 %

20 %

100 FIT

20y

Condigoes ambientais
Temperatura ambiente

® durante o funcionamento -25...+70 °C

® durante o armazenamento -40 ... +80 °C
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Categoria ambiental durante o funcionamento 3M86, 3S2, 3B2, 3C3, 3K6 (com humidade relativa do ar de 10 ...
segundo a IEC 60721 95%)

Montagem/ Fixagéo/ Dimensdes

Altura 32,3 mm
Largura 32,3 mm
Forma da abertura de montagem redondo
Diametro de montagem 22,3 mm
Tolerancia positiva do diametro de montagem 0,4 mm

Altura de montagem 28,8 mm
Largura de montagem 32,3 mm
Profundidade da montagem 25,4 mm

Certificados/Homologagdes

General Product Approval Declaration of Conformity Test Certific-
ates
Miscellaneous Special Test Certi-
ficate
$ ® A C¢€
CSA uL EG-Konf.

Test Certific- Marine / Shipping
ates

Type Test Certific-
ates/Test Report

ReQs,

LRS

Marine / Ship-  other
ping

wOVeD 5 Confirmation
0,

5
K
&
Q)

DNV-GL

DNVGL.COM/AF

Outras informacgoes

Information- and Downloadcenter (catalogo, brochuras,...)
www.siemens.com/sirius/catalogs

Industry Mall (encomendar online)
https://mall.industry.siemens.com/mall/pt/pt/Catalog/product?mlifb=3SU1002-2BM30-0AA0

CAx Online Generator
http://support.automation.siemens.com/WW/CAXorder/default.aspx?lang=en&mlfb=3SU1002-2BM30-0AA0

Service&Support (manuais, manuais de instrugées, certificados, curva caracteristica, FAQs,...)
https://support.industry.siemens.com/cs/ww/en/ps/3SU1002-2BM30-0AAQ
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https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=439&ci=460&cao=549
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=439&ci=497&cao=586
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=439&ci=3020&cao=3021
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=444&ci=502&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=446&ci=449&cao=538
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=446&ci=480&cao=566
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=446&ci=489&cao=574
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=446&ci=490&cao=576
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=446&ci=491&cao=577
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=446&ci=4644&cao=4645
https://support.industry.siemens.com/cs/WW/pt/ps/3SU1002-2BM30-0AA0/Certificate?ct=447&ci=454&cao=553
www.siemens.com/sirius/catalogs
https://mall.industry.siemens.com/mall/pt/pt/Catalog/product?mlfb=3SU1002-2BM30-0AA0
http://support.automation.siemens.com/WW/CAXorder/default.aspx?lang=en&mlfb=3SU1002-2BM30-0AA0
https://support.industry.siemens.com/cs/ww/en/ps/3SU1002-2BM30-0AA0

Base de dados das imagens (fotografias do produto,desenhos de medida em 2D, modelos em 3D, esquemas eléctricos,

macros EPLAN...)
http://www.automation.siemens.com/bilddb/cax_de.aspx?mlfb=3SU1002-2BM30-0AAO0&lang=en
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