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THE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY TO Y-S REVISIONS
ELECTRONIC, ANY REPORDUCTION [N PART OR WHOLE WITHOUT PRIOR WRITTEN
APPROVAL OR AUTHORIZATION OF Y-S ELECTRONIC IS STRICTLY PROHIBITED. REV | ECN NO. DESRIPTION APPROVED BY DATE

RoHS COMPLIANT

Product Specification

Material

Insulator :Glass—Filled Thermoplastic
UL94V-0 raotes, Color-Black
Contact :Brass
Plated full gold or selected gold in

(amsfawilwasfmaifaailam]inmllim mating area, 100u” min. tin-lead on
on termination area, with entire contact
=] under—plated S0u” min. Nickel
mmmm oo oaoa|l | Electrical

Contact Resistance :30 milliohms
B Max at 1 AMP DC.

Insulation Resistance 1000
magohms ot 500 VDC

Dielectric Withstanding Voltage :
500 VAC/rms 60Hz for 1 minute

Current Rating :1 AMP
Volatge Rating 1250 VAC/rms 60Hz
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a. No. Of Pins
Dimensions (Pitch=7.62mm) b. Contact Plating
Positions | A B C D b sosciecve G on'contoct
8 7.62 115.42] 7.62 [10.60 Lo selective goid on contac
RS P/N Y-S P/N 3 150" selective gold on contact
10 10.16117.96| 7.62 |110.60 4 30U selective cold on contoct
642-5102 | 124-08000-RS 14 [15.24[23.04] 7.62 [10.60 50w selective gold on contact
16 17.78125.58| 7.62 110.60 cinsulator Color
642-5095 | 124-16000-RS 18 |20.32|28.12] 7.62 [10.60 oy Tenere
20 [22.8630.66] 7.62 [10.60 avitch
% 24 27.94135.74| 7.62 110.60 1+ 15.24mm
= 28 33.02]140.82( 7.62 ]10.60
<>[ 40 48.26(56.06| 7.62 [10.60
% DIMENSIONS: CAD GENERATED DRAWING,
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