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* RoHS Compliont
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Waterproof rate: [PXT, mated
Housing: Thermoplastic, Black, RJ45 jock, Shielded
Nut: Thermoplastic, Black
Gasket: Rubber, Gray
Jrwist (2
Waterproof rate: Non-Woterproof
Plug: RJ45, Shielded
Use with waterproof cap or dust cap
:]Twis+ Panel thickness max: 3.0mm
Use without waterproof cap or dust cap
Panel thickness max: 4.2mm
Gasket and nut are assembled on connectors
White/Oranae e :]Twis+ Cable: Cat.5FE, 24#+4P+MY+D+AL, PVC Jocket, Black, OD6.5mm
‘ 9 - Cable length tolerance: 100mm: +[0mm
Recommended Wire Color 100mm < L 300mm: £1 5mm
Panel Cut-Out Pin Out 300mm < L 1000mm: +£20mm
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