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Part No. A B C D Thread Insert Handle
size material Colour
478191 42 25 10 37 M4 Steel Black
478450 42 25 10 37 M5 Steel Black
478529 42 25 10 37 MB Steel Black
478107 42 25 10 37 Me Stainless Steel  Black
478539 65 Eq| 14 49 ME Steel Black
478406 65 31 14 49 M6 Stainless Steel  Black
478494 65 Eq| 14 49 MB Steel Black
478131 65 3 14 49 M8 Stainless Steel  Black
478456 78 36 16 57 MB Steel Black
478185 78 36 16 57 MB Stainless Steel  Black
478535 78 36 16 57 M10 Steel Black
478181 78 36 16 57 M10 Stainless Steel  Black
478602 92 43 19 65 M10 Steel Black
478179 92 43 19 65 M10 Stainless Steel  Black
478579 92 43 19 65 M12 Steel Black
478175 92 43 19 65 M1z Stainless Steel  Black
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