®
LDK ROD ENDS

POS..EC

Ball: Ger15 Steel, heat treated, HRC58~64;

Precision ground, polished

Body: Carbon steel, Zinc plated,chromate treated

5
Race: PTFE composite c
Sliding contact surfaces: Steel/PTFE composite 3
o ¥
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Bearing No. PSS i) Bf.élll n‘:"l; Lﬂa?..{ﬂt}ingﬂ weight
d | B | Ci | di | d |ds6g| h | L | L2 | %@ | angle |pymamic|static| *
POSSEC 5 a8 B f.7 16 M5 33 20 41 11.11 13 3.3 4.8 | 0.012
POSBEC| & 9 6.75 8.9 18 M6 36 22 45 12.7 13 47 | 68 |0.019
POSSEC| 8 12 9 10.3 22 M8 42 25 53 15.87 | 14 7.7 | 123 | 0.032
FOS10EC 10 14 10.5 12.9 26 M10 48 28 61 19.05 13 10.4 17.3 | 0.054
POS12EC| 12 16 12 15.4 30 M12 54 33 69 2222 | 13 | 135 | 227 | 0.085
POS14EC| 14 19 13.5 16.8 34 M14 60 36 77 25.4 16 | 17.2 | 28.2 | 0.126
POS16EC 16 21 12 19.3 38 M16 66 40 89 28.98 15 21 351 | 0185
POS18EC| 18 23 165 | 218 42 |Mi8x15 | 72 44 93 3175 | 15 25 | 432 | 0.260
POS20EC 20 25 18 24.3 46 M20x1.5 78 47 101 34.92 14 29.8 503 | 0.340
POS22EC| 22 28 20 25.8 50 |M22x1.5| 84 51 109 38.1 15 | 362 | 63.9 |0.435

Can supply rod ends with different pitch or accuracy of thread.
For left-hand thread, suffix'L" is added to bearing numbers. eg.: POS20ECL M20 x 1.5L-6H:
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