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ABCIRP
crimp contacts

Contact Size
AWG

Part Number A B C
Conductor CSA 

mm2 L

ABCIRP**/**KPKP3
16/22 16/22

3.20

0.90 2.30 0.25/0.34

	31.75

16/20 16/20 1.10 2.65 0.50/0.60

16/18 16/18 1.25 2.30 0.75/0.93

16 16 1.75 2.75 0.93/1.50

16/14 16/14 1.80 2.90 1.68

ABCIRP**/**KPK
12/20 12/20

4.80

1.10 2.65 0.50/0.60

37.50

12/18 12/18 1.25 2.30 0.75/0.93

12/16 12/16 1.75 2.75 0.93/1.50

12/14 12/14 1.80 2.90 1.68

12 12 2.50 3.80 2.50/3.00

12/10 12/10 3.00 4.00 5.53

12/(40) 12/40 2.70 4.00 4.00

ABBP**/**KPKP80
8/16 8/16

7.80

1.75 2.75 0.93/1.50

40.70

8/(40) 8/40 2.90 5.20 4.00

8/12 8/12 2.50 3.80 2.50

8 8 4.55 6.80 9.00

(100) 100 4.40 7.00 10.00

(100/60) 100/60 3.40 5.50 6.00

( ) = metric
Note:		Size	16	contacts	-	gold	plating	only.		Size	12,	8	&	100,	silver	or	gold	plating.		For	gold,	add	‘P3’	to	
part number.
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