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1.0 ELECTRICAL
1.1 FREQUENCY RANGE: DC—1 GHz
1.2 NOMINAL IMPEDANCE: 76 OHMS
1.2 VYOLTAGE RATING: 500 VOLTS m&
1.4 VSWR: 1.3 MAX. 8500 MHz
2.0 MATERIALS
2.1 BODIES: BRASS PER JN3-C3804
2.2 CENTER CONTACT: BRASS FER JI5-C3804
3.0 FINISHES AND OTHERS
3.1 SEE BELOW TABLE FOR DETAILS.
4.0 ENVIRONMENTAL APPROVED by DATE:
4.1 OPERATING TEMPERATURE RANGE: -4 CTO 40°C ... = -7
6 [NUT BRASS 1 |NICKEL 100x" MIN. DESCRIPTION | STRAIGHT BNC JACK-F PLUG ADAPTER
5 | CHASSIS BRASS 1 |NICKEL 1004 MIN, %[ DRAWN [TOLERANCE | &2 |13-48 DGN A\ |H[DATE |pg] REV
4 | INSULATION POM 1 |NONE & [Kristina X 302 LIITLE |\ROHS COMPLIANT c7soo|Bi [11.24.92° |k | B-1
3 |CENTER CONTACT | BRASS 1 |coLD & | CHECK [ = g [UNIT [ o | 13-0241
2 | INSULATION POM 1 |NONE B| Arc KX [T01 it | mmcing —
1 | BoDY BRASS | 1 |NICKEL 1004 MIN. g APPROVAL |- XXX _[*0.05 1SCATE|
NO| DESCRIPTION |MATERIAL|Q'TY FINISH Angela |ANGLE|X5" |#]| 4:1




