
Range features
Polycarbonate body & diffuser. Stainless steel fixing

       

PRODUCT OVERVIEW

Ordering number 0056235

EAN code 5410288562353

Certifications D-mark, ENEC

Mount Ceiling pendant, Ceiling surface

Housing Polycarbonate

LOR (%) 68

Voltage (V) 220-240

Lamps 2 x 49W T16 G5

Colour Grey

IP rating 65

IK rating 7

Sylproof Superia Polycarbonate - T5 Electronic Ballast
Sylproof Superia PC T5 16mmØ 2x49W lamp with A2 ballast

0056235
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DATA TABLE

General data

Ordering number 0056235

EAN code 5410288562353

E-number FI 4315259

Certifications D-mark, ENEC

Mount Ceiling pendant, Ceiling surface

Long description Polycarbonate body & diffuser. Stainless steel fixing

Product name Sylproof Superia PC T5 16mmØ 2x49W lamp with A2 ballast

Control gear availability Included

Control gear mounting Integral

Control gear type Electronic

Environment Interior

General application Garages maintenance areas, Hospitality, Industrial, Work pits industry car
washes

Housing Polycarbonate

Special environment Waterproof

Specific application Changing rooms, Food processing, Gateways, Laundry, Storage /
Warehouses, Underground car parks

Sales pack quantity 1

Optical data

LOR (%) 68

Distribution type Symmetric

Electrical data

Voltage (V) 220-240

T Class min (°C) 0°C

T Class max (°C) 25°C

Celma/IEE A2

Electrical protection Class I

Glow wire test 850°C

Lamps 2 x 49W T16 G5

Leading trailing edge No

Number of heads 1

Sylproof Superia Polycarbonate - T5 Electronic Ballast
Sylproof Superia PC T5 16mmØ 2x49W lamp with A2 ballast
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Physical data

Weight (kg) 2.25

Colour Grey

Lamp included No

Height (mm) 99

Width (mm) 92

Length (mm) 1565

IP rating 65

IK rating 7

Diffuser finish Prismatic

Diffuser material Polycarbonate

Mechanical load 2 J

Reflector finish Aluminium

Reflector material Polycarbonate

Single package dimensions (L x W x H) (cm) 159.00 x 10.00 x 6.50

Outer package dimensions (L x W x H) (cm) 159.00 x 10.00 x 6.50

Sylproof Superia Polycarbonate - T5 Electronic Ballast
Sylproof Superia PC T5 16mmØ 2x49W lamp with A2 ballast
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PHOTOMETRY

TECHNICAL DRAWINGS

ENERGY LABEL
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