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REV. ECN NO. DATE SIGN DESCRIPTION

A Iinitial Release 2025/03/14 Henry Chnage Rev.01 To Rev.A

B C250706 2025/05/28 Henry X6

Laser Marking

O-Ring(6.7*2.13)
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Recommended Panel Cut-Out

建議開孔尺寸

Threaded-hole

Note:
*    Important Dimension.
* Waterproof Rate: IP68(2m/1h),IP69K.
* Cap: PBT+GF, Black.
* Membrane: ePTFE
* Body: PBT+GF, Black.
* O-Ring: Rubber,Red.
* Temperature Resistance:-40~150℃
* Minimum Air Flow: 250mL/min @7KPa
* Typical Air flow: 450ml/min @7KPa
* Water pressure resistance: 60KPa @1min.
* All Parts Are RoHS Compliant.

Recommended 
installation orientation

建議安裝朝向

最大R0.15
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