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FLUSH-MOUNTING SOCKET
16A 2P+E 4h 100-130V 50Hz
60Hz 75X75MM Screw terminals
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Commercial Series
Synthetical description

Mounting version

SCRA\E

OPTIMA Series
FLUSH-MOUNTING SOCKET
FLUSH MOUNTING

Il TECHNICAL CHARACTERISTICS

Rated current

Poles

Hour position

Rated voltage (range)
Rated voltage
Working frequency

Terminals

16A
2P+E

4h
50-200V
100-130V
50Hz
60Hz

Screw terminals

Hl PHYSICAL CHARACTERISTICS

Mounting version

Colour

Material

Protection degree
Protection degree IP
Protection degree IK
Types of available outlets

Contact material

FLUSH MOUNTING
YELLOW
THERMOPLASTIC
Splash proof
IP44/IP54

IKO8

STRAIGHT

CuZn (brass)

Hl DIMENSIONAL CHARACTERISTICS

Flange
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75X75MM
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