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Continuous rating current carrying capacities in amperes for copper tubular lugs C and CT series – 

straight or 90° bended (C90E, CT90E) 

 

For a temperature rise of 50°C beyond ambient temperature. 
 

 

 

 

Section mm² AWG - MCM 
Max continuous 

current (Amp.) 

0,34 mm² 22 AWG 9 

0,5 mm² 20 AWG 12 

1,0 mm² 17 AWG 16 

1,5 mm² 16 AWG 18 

2,5 mm² 14 AWG 30 

4 mm² 12 AWG 35 

6  mm² 10 AWG 50 

10 mm² 8 AWG 70 

16 mm² 6 AWG 95 

25 mm² 4 AWG 125 

35 mm² 2 AWG 170 

50 mm² 1/0 MCM 230 

70 mm² 2/0 MCM 265 

95 mm² 3/0 MCM 310 

120 mm² 4/0 MCM 360 

150 mm² 300 MCM 445 

185 mm² 350 MCM 505 

240 mm² 500 MCM 620 

300 mm² 600 MCM 690 

400 mm² 800 MCM 815 

500 mm² 1000 MCM 935 

 


