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1.0 ELECTRICAL
1.1 FREQUENCY RANGE: DC-4 GHz
1.2 NOMINAL IMPEDANCE: 50 OHMS
1.3 VOLTAGE RATING: 500 VOLTS MAX.
1.4 VSWR: 1.5 MAX
2.0 MATERIALS
2.1 BODIES: BRASS PER JIS—C3604
2.2 CENTER CONTACT: BERYLLIUM COPPER PER ASTM B188 UNS C17300
2.3 INSULATION: TEFLON PER ASTM D1457 AND ASTM D1710 APPRDVED by DATE:
3.0 FINISHES AND OTHERS 0 e— ) =
3.1 SEE BELOW TABLE FOR DETAILS.
4.0 ENVIRONMENTAL DESCRIPTION | BNC STRAIGHT PCB MOUNT JACK RECEPTACLE
4.1 OPERATING TEMPERATURE RANGE: —685" C TO +166° C #l| DRAWN |TOLERANCE | &% |13-22-5 T.8.S g |LDATE |pz| REV.
4 |BODY BRASS 1 [SILVER 70 &'MIN. &) Yoko X +02 LITLE |\ROHS COMPLIANT <Soo[#|1209.92/ k| B-2
3 | INSULATION TEFLON 1 |NONE #& |_CHECK vvam T UNIT [ e o | 13-0172
2 | WASHER BRASS 1 |[SILVER 70 &’MIN. Arc | ——— i [ mmCnd —
1 [CENTER CONTACT | BERYLLIUM COPPER| 1 |SILVER 70 4'MIN. m % [APPROVAL | XXX _|+0.05 [ ISCATE
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