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RS Article Description Matarial Plating P1 ]| P2 | P3 L
BOGET14 Brass Hex Threaded Spacer M4x10mm M/F 7 85 10
BOBET18 Brass Hex Threaded Spacer Mdx12mm MF 8 10 12
BOGET27 Brass Hex Threaded Spacer M4x15mm MF 10 | 13 15
BOGET20 Brass Hex Threaded Spacer M4x20mm M/F 10 15 20
BOGET24 Brass Hex Threaded Spacer M4x25mm M/F ) 10 | 15 25

Brass Micke| &
BOBET33 Brass Hex Threaded Spacer Mdx30mm M/IF 10 15 30
BOBET 36 Brass Hex Threaded Spacer Md4x35mm M/IF 10 15 35
BOBET 30 Brass Hex Threaded Spacer Mdx40mm M/IF 10 15 40
BOGET40 Brass Hex Threaded Spacer MdxdSmm MIF 10 15 45
B0BETAZ Brass Hex Threaded Spacer Mdx50mm M/F 10 15 50
BOGEE32 Brass Hex. Threaded Spacer M5x10mm 7 8.5 10
BOGEE3S Brass Hex. Threaded Spacer MSx15mm 10 | 13 15
BOGEE3D Brass Hex. Threaded Spacer M5x20mm 10 15 20
BOGE648 Brass Hex. Threaded Spacer MSx25mm 10 15 25
BOGEES1 Brass Hex. Threaded Spacer MSx30mm ) 10 | 15 30

Brass Micke| &
B0B6645 Brass Hex. Threaded Spacer M5x35mm 10 15 35
BOGEESY Brass Hex. Threaded Spacer MSx40mm 10 15 40
BOGEEST Brass Hex. Threaded Spacer MSx45mm 10 15 45
8066651 Brazs Hex. Threaded Spacer Max50mim 10 15 50
BOGEEE0 Brass Hex. Threaded Spacer M5x60mm 10 | 15 G0
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RS Article Description Matarial Plating H D P1 P2 P3 L
BOGEEES Steel Hex. Threaded Spacer MEx15mm 10 12 15
BOGEEET Steel Hex. Threaded Spacer MEx20mm 10 12 20
BOBEETE Steel Hex. Threaded Spacer MEx25mm 10 15 25
BOGEETY Steel Hex. Threaded Spacer MEx30mm 10 15 30
BOGBET3 Steal Hax. Threaded Spacer MEx3Smm Steel Mickel 10 M& 10 10 15 35
BOBEEEZ Steel Hex. Threaded Spacer MGx40mm 10 15 40
B06GE85 Steel Hex. Threaded Spacer MExd45mim 10 15 45
A06EGED Steel Hex. Threaded Spacer M&xS0mm 10 15 50
BOGEES9E Steel Hex. Threaded Spacer MEx55mm 10 15 55
BO66691 Steel Hex. Threaded Spacer MGx60mm 10 15 &0
BOGEEOT Threaded spacer, mild steel M3xSmm,M/F 3 4.3 L
BOG65ES Threaded spacer, mild steel, M3:x10mm,MF 8 B B5 10
BOBEST2 Threaded spacer, mild steel M3x15mm, MF Zine 5 M3 & 13 15
BOG6613 Threaded spacer, mild steel M3x20mm,MF 8 15 20
B066629 Threaded spacer, mild steel M3x25mm, MF 10 10 15 25
BOGEE1T Threaded spacer, mild steal M3x30mm, MF 10 10 15 30
BOBGSTE Threaded spacer, mild steel, Mdx10mm,MF & 8.5 10
BO6G562 Threaded spacer. mild steel Mdx1 Smm, MF & & 13 15
8066575 Threaded spacer, mild steel, Mdx20mm, MF Zinc T M4 ] 15 20
BOGEE04 Threaded spacer, mild steel, Mdx25mm, MF 10 10 15 25
B066590 Threaded spacer. mild steel Mdx30mm, MF 10 10 15 30

M:s Description Material Plating H D Hole(A/B) L
cla
BOGEESS Brass Hex Threaded Spacer Mdx30mm Female 10 10 30
BOGETOS Brass Hex Threaded Spacer Mdx35mm Female 10 10 a5
BOGETOE Brass Hex Threaded Spacer Mdx40mm Female Brass Mickel ¥ M4 10 10 40
BOGETO2 Brass Hex Threaded Spacer Mdx45mm Female 10 10 45
BOGET11 Brass Hex Threaded Spacer Mdx50mm Female 10 10 50
BOGEE01 Threaded spacer, mild steel M3x5mm F/F 5 5
BOGESST Threaded spacer, mild steel M3x10mm.FIF 10 10
BOGESEY Threaded spacer, mild steel M3x15mm.FIF Sionl Zine 5 M3 10 10 15
BOGESET Threaded spacer, mild steel M3x20mm.FIF 10 10 20
BOGEEZS Threaded spacer, mild steel M3x25mm F/F 10 10 25
BOGEE10 Threaded spacer, mild steel M3x30mm.FIF 10 10 30
BOGGS6E Threaded spacer, mild steel Mdx10mm, F/F 10 10
BOGESSN Threaded spacer, mild steel Mdx15mm.FIF 10 10 15
BOBES5E Threaded spacer, mild steel M4x20mm, F/F Steel Zinc T M4 10 10 20
BOGESS4 Threaded spacer, mild steel Mdx25mm.FIF 10 10 25
BOGEE2E Threaded spacer, mild steel Mdx30mm,F/F 10 10 30
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