
 
 

 
 

 

 

 

 

 

 

 

 
 

Datasheet 

RS PRO Sub-Miniature Pushbutton Switches 
 

EN 

rspro.com 



                The picture above is for reference only.  
 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

Specifications: 

 
MAX. CURRENT/VOLTAGE RATING WITH RESISTIVE LOAD :  400mA 32VAC - 200 mA 50VDC - 125 mA 

125VAC. INITIAL CONTACT RESISTANCE : 50mΩmax. 

INSULATION RESISTANCE : 1GΩmin.at 500VDC. 

DIELECTRIC STRENGTH : 1,500 VAC rms. 

ELECTRICAL LIFE AT FULL LOAD : 500,000 cycles. 

OPERATING TEMPERATURE : -30°C to 85°C. 

PANEL THICKNESS : 1.5 mm (.059) min. -4 mm (.157) max. 

TOTAL TRAVEL : 1.5 mm(.059) 

OPERATING FORCE : 3N~6N 

CONTACT BOUNCE : 10 ms. 

MECHANICAL LIFE : 1,000,000 cycles. 

TORQUE : 0.5 Nm max.applied to nut 

DEGREE OF PROTECTION: IP68  

MANUAL SOLDERING:   Use soldering iron of 30 watts, controlled at 350°C approximately   5 seconds 

  



while applying solder. 

WAVE SOLDERING:   Recommended Soldering Temperature: 260 ± 5°C  ※Ambient temperature of the 

soldered Surface of  PC board.110°C Max.  Duration of Solder Immersion: Max 5 sec.(PCB is 1.6mm in 

thickness) 

 

RS Part no. 
 

PFS6B202MM1CAS05L00 3001758701 PFS6B202MM1CAS05L01 3001758698 

PFS6B202MM2CAS05L00 3001758711 PFS6B202MM1CAS05L03 3001758697 

PFS6B202MM3CAS05L00 3001758715 PFS6B202MM1CAS05L05 3001758694 

PFS6B202MM4CAS05L00 3001758786 PFS6B202MM1CAS05L06 3001758692 

PFS6B203MM1CAS05L00 3001758784 PFS6B202MM1CAS05L07 3001758762 

PFS6B203MM2CAS05L00 3001758773 PFS6B203MM1CAS05L01 3001758782 

PFS6B203MM3CAS05L00 3001758771 PFS6B203MM1CAS05L03 3001758781 

PFS6B203MM4CAS05L00 3001758768 PFS6B203MM1CAS05L05 3001758779 

PFS6B2A2SM1CAS05L00 3001758689 PFS6B203MM1CAS05L06 3001758777 

PFS6B2A2SM2CAS05L00 3001758631 PFS6B203MM1CAS05L07 3001758775 

PFS6B2A2SM3CAS05L00 3001758628 PFS6B205MM1CAS05L01 3001758739 

PFS6B2A2SM4CAS05L00 3001758627 PFS6B205MM1CAS05L03 3001758764 

PFS6B2A3SM1CAS05L00 3001758625 PFS6B205MM1CAS05L05 3001758788 

PFS6B2A3SM2CAS05L00 3001758624 PFS6B205MM1CAS05L06 3001758760 

PFS6B2A3SM3CAS05L00 3001758623 PFS6B205MM1CAS05L07 3001758758 

PFS6B2A3SM4CAS05L00 3001758620 PFS6B206MM1CAS05L01 3001758757 



PFS6B2G2SM1CAS05L00 3001758619 PFS6B206MM1CAS05L03 3001758754 

PFS6B2G2SM2CAS05L00 3001758617 PFS6B206MM1CAS05L05 3001758753 

PFS6B2G2SM3CAS05L00 3001758595 PFS6B206MM1CAS05L06 3001758749 

PFS6B2G2SM4CAS05L00 3001758614 PFS6B206MM1CAS05L07 3001758748 

PFS6B2G3SM1CAS05L00 3001758634 PFS6B207MM1CAS05L01 3001758746 

PFS6B2G3SM2CAS05L00 3001758611 PFS6B207MM1CAS05L03 3001758743 

PFS6B2G3SM3CAS05L00 3001758608 PFS6B207MM1CAS05L05 3001758742 

PFS6B2G3SM4CAS05L00 3001758607 PFS6B207MM1CAS05L06 3001758664 

PFS6B207MM1CAS05L07 3001758597 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 



 

Specifications: 
 

 

 

 

 

 



 

 

 

 



 
 

 
 



 

 
 
 
 
 



 
 


