GDM series

3-pole + =

DIN 43 650-A/ - AF 3-Pg...
and ISO 4400

Technical data ..

Design/
Description

GDM 3009/
GDM 3009 J
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Profiled packing
GDM 3-16

Cable socket
DIN 43 650 - AF 3-Pg 9

Cable socket

GDM 3011/
GDM 3011 J
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DIN 43 650 - AF 3-Pg 11

GDMC 3011

27,5:0.1

° ﬂ S

}.ﬁ@n 2
28 9
o 1

018

" | cable gland Pg 11

Profiled packing

\ GDM 3-16

|

Cable socket to DIN 43 650,
type AF, version 2 + &
Available without contact
assignment in compartment 3.

Number of poles 3+ 3+ 3 +&/2 +i0

Type of connection screw screw crimp (cable cross-sect. 0.5 - 1.5 mm2)
Cable gland Pg9 - Pg 11 o o Pg 11

Quter lead diameter 4.5-7 mm 6-11.56mm R 6-11.5mm

Scope of supply

1 cable socket
1 central screw M 3 x 35

1 cable socket
1 central screw M 3 x 35

1 cable socket, 1 central screw
M 3 x 35, 4 crimp. cont. RBC 8630,
install. instructions on polyth. bag

Colour of casing

grey = code letter A 14
black = code letter B 12

grey = code letter A 14
black = code letter B 12

grey = code letter A 14
black = code letter B 12

Can be plugged into

GSA3..,GSE3..., GSP3...,
GSR 300, GSC 3..., GSC 300,
GSAZ 2..., GSAZ 3..., GSCZ 300,
GSZ3...

GSA3..,GSE3..., GSP3..,,
GSR 300, GSC 3..., GSC 300,
GSAZ 2..., GSAZ 3..., GSCZ 300,
GSZ3...

GSA 3., GSE3...,GSP3...,
GSR 300, GSA 2..,GSE 3.,
GSC 3..., GSC 300, GSP 2.,
GSR 200, GSAZ 200, GSAZ 300,
GSCZ 300, GSZ 3...

Order data : : S : : Lo
Type GDM 3009 GDM 3009 J GDM 3011 GDM 3011 J GDMC 3011

Order black 931 969-100 932 214-100 931 952-100 932 109-100 931 963-100
number grey 931 969-106 932 214-106 931 952-106 932 109-106 931 963-106
Quantity boxed 200 each 200 each 200 each 200 each 200 each

Accessories - must be ordered separately ‘ )

S ~Page  Type Order no. Type Order no. Type Order no.

Knurledscrew 142 GDM 3011-8 732 574-001 GDM 3011-8 732 574-001 GDM 3011-8 732 574-001
Profiled gasket (NBR) 170 GDM 3-16 731 531-002 GDM 3-16 731531-002 GDM 3-16 731 531-002
Flat gasket (MPQ) 170 GDM3-17 731740002 GDM 3-17 731 740-002 GDM 3-17 731 740-002




