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RS PRO Black EPDM Rubber Sheet,  

1.2m x 600mm x 3mm 
RS Stock No.: 506-3214              

 

 

 

 

 

 

 

 

 

 

 

    

 

   

RS PRO is the own brand of RS. The RS PRO Seal of Approval is your 
assurance of professional quality, a guarantee that every part is 
rigorously tested, inspected, and audited against demanding 
standards. Making RS PRO the Smart Choice for our customers. 

• EPDM 

• Black 

• Density 1.13g/cm³ 

• WRAS Approved 

      Features 
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The RS PRO ethylene polypropylene (EPDM) rubber sheet can be used to form seals, 
gaskets or cable joints. It's suitable for use with hot or cold water, vegetable oil, ethylene 
glycol and mildly acid or alkaline liquids – so it's a versatile and durable choice. Use it to 
create seals that will be exposed to the effects of ozone or challenging weather 
conditions. 

 

 

 

Colour Black 

Suitability 
Animal Oil, Cold Water, Dilute Acid, Dilute Alkali, 
Ethylene Glycol, Hot Water, Vegetable Oil 

Finish Plate 
Material Ethylene Polypropylene (EPDM) 
Adhesive Backing No 

 

 

Length 1200mm 

Thickness 3mm 

Width 600mm 

Density 1.13g/cm3 

Elongation 328 to 420% 

Hardness 70 Shore A 

Tensile Strength 12.5MPa 

Compression Set 
22 hours @ 70°C 6.9 – 8.7% 
22 hours @ 23°C 3% 

 

 

 

 

General Specifications 

Mechanical Specifications 

Product Description 
ATTRIBUTE 1 
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Maximum Operating Temperature  100°C 

Minimum Operating Temperature -40°C 
  

 

 

Compliance/Certifications WRAS BS6920-1:2000        
 

 

Operation Environment Specifications 

Approvals 


