Push & Lever
Type

PL3 SERIES

HOW TO ORDER
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Package:

T/R=Tape & Reel

@

RoHS & Lead Free Solderable

Push & Lever Switch — ~—— Wit CligkFesling

Actuator Type:
A=Mounting Knob Integrated
B=Mounting Knob

Terminal Positions: 3Throw —

SPECIFICATION

MECHANICAL

Operation Force:

Center push 200+100gf.

Lever (CW. CCW) 70+50gf
ENVIRONMENTAL

Operation Temperature Range : -10°C to +60°C
Storage Temperature Range : -30°C to +80°C

CIRCUIT

PUSH

PACKAGE
Tape & Reel: 900 pcs/reel

CIRCUIT DIAGRAM
(PUSH BUTTOM)
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General Tolerance: +0.2mm( +0.008")



