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Datasheet ENGLISH

2 Core TUF Mains Power Cable, PVC Sheath,
300/500V, 100m Length
Stock number: 675-5652

Product Description

Application:
For Internal or external winng - Hi Impact Fesistant cable.
Aulti-construction

2 Cores

Construction
2 Cores Bare Copper
Construction 138
Stranded Dia (+/-0.08mm) 138
Insulation FE-PVC
Thickness 0.6
Insulation Dia.(+/-0.1mm) 2.63
Insulation Color Blue & Brown
Filling Chalk
Inner Jacket PV
Thickness{mm) 1.00
Dia (+/-0.15mm) 595
Outer Jacket PV
Thickness{mm) 0.80
Dia (+/-0.15mm) 865
Alarking
2x 1.5mm?2 PVC/PVC to BS 6500 [Meter Mark]
PACKAGING
100M/Reel




Design
Elecirical Characteristics
Max.Conductor DC Resistance at 20°C ( Q /Em) <12.50
Rated Temperature( C) -20~80
Rated Voltage(V) 300/500

Min Insulation DC Resistance at 20°C (M Q *KEM ) =500




