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Global sensor – the economic way to business class



G 6  |  S i c K 8014182/2012-10-12
Subject to change without notice

2

w w w. s i c k . c o m / g l o b a l s e n s o r

Beyond the standard – G6 Global Sensor

  B r i G h t  i n d i c at o r  L E d S

 m E ta L  i n S E r t S

 P i n P o i n t

E a S y  m o u n t i n G

E a S y  a L i G n m E n t

E a S y  m o n i t o r i n G



G 6  |  S i c K8014182/2012-10-12
Subject to change without notice

3

w w w. s i c k . c o m / g l o b a l s e n s o r

 S i c K  a S i c

 B i G  P o t E n t i o m E t E r

 i P  6 7

 c a B L E  &  P L u G

E a S y  a d j u S t m E n t

E a S y  S E L E c t i o n

P E r f o r m a n c E  a n d  r E L i a B i L i t y

r o B u S t n E S S  i n  t h E  f i E L d



G 6  |  S i c K 8014182/2012-10-12
Subject to change without notice

4

GtB6 Background suppression photoelectric sensor

Sensing distance  
250 mm

Photoelectric proximity sensor

 PinPoint LEd for a precise and
highly visible light spot

 metal inserts with threads for 
robustness and easy mounting

 SicK aSic-chip for ambient light 
and cross talk immunity

 Larger potentiometer for easy 
adjustment

 Bright indicator LEds for easy 
installation

Dimensional drawing

All types
Adjustment

4-pin, M8 3 x 0.14 mm2

Connection types
GTB6-P4212
GTB6-N4212
GTB6-P4211
GTB6-N4211

GTB6-P1211
GTB6-N1211
GTB6-P1212
GTB6-N1212

Accessories
Cables and connectors
Mounting systems
Reflectors

Optical axis receiver
Optical axis sender
M3 threaded mounting hole
Indicator LED green, power supply
Indicator LED yellow, light received
Light/dark rotary switch: 
L = light switching
D = dark switching
Sensing distance adjuster
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(0.26)
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(5.91)
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50
(1.97)
Distance

All dimensions in mm (inch)

1)  Object with 90 % remission (based on 
standard white to DIN 5033)

2)  Average service life 100,000 h
at TA = +25 °C

3) Limit values, operation in short-circuit 
protected  network max. 8 A

4) May not exceed or fall short of
VS tolerances 

5) Without load
6) Signal transit time with resistive load
7) When VS > 24 V and ambient tempera-

ture > 49 °C, IA max. = 50 mA

8) With light/dark ratio 1:1
9) Do not bend below 0 °C

Sensing distance, typ. max. 250 mm 1)

Operating distance 140 mm
Adjustment of operating distance Potentiometer
Light source, light type LED, red light, 650 nm 2)

Light spot diameter  6 mm at 100 mm distance
Supply voltage VS 10 ... 30 V DC 3)

Residual ripple ± 10 % 4)

Power consumption ≤ 30 mA 5)

Switching outputs NPN: open collector: Q 
 PNP: Q
Signal voltage PNP HIGH/LOW VS – (≤ 3 V)/approx. 0 V
Signal voltage NPN HIGH/LOW Approx. VS/≤ 3 V
Switching mode Light/dark switching via rotary switch
Output current IA max. 100 mA 6)

Response time < 625 µs 7)

Switching frequency Typ. 1 kHz 8)

Connection type  Cable, PVC, 2 m 9) 

  Connector M8, 4-pin
Protection class  
Circuit protection Vs connections reverse-polarity protected
 In-/outputs short-circuit protected
 Outputs overcurrent protected
Enclosure rating IP 67
Ambient temperature TA Operation  –25 °C ... +55 °C
 Storage  –40 °C ... +70 °C
Weight  With plug M8, approx. 20 g
  With cable 2 m, approx. 60 g
Housing material  ABS, PC, PMMA
Included with delivery  Mounting bracket, screws

N1211Technical data GTB6- N1212 N4211 N4212 P1211 P1212 P4211 P4212

Sensing distance and operating reserve
Model name Part no.
GTB6-N1211
GTB6-N1212
GTB6-N4211
GTB6-N4212
GTB6-P1211
GTB6-P1212
GTB6-P4211
GTB6-P4212

1052441
1052445
1052439
1052443
1052440
1052444
1052438
1052442

Ordering information 

0 200
(7.87)

100
(3.94)

300
(11.81)

140 200�

250�

Typ. max. sensing distance Operating range

5 35 140

7 35

140� 3510

Sensing distance on grey, 18 %/90 % remission
Sensing distance on white, 90 %/90 % remission

�

Sensing distance on black, 6 %/90 % remission�

�

Distance in mm (inch)
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GtE6 Photoelectric proximity sensor, energetic

Sensing distance  
300 mm

Photoelectric proximity sensor

 PinPoint LEd for a precise and
highly visible light spot

 metal inserts with threads for 
robustness and easy mounting

 SicK aSic-chip for ambient light 
and cross talk immunity

 Larger potentiometer for easy 
adjustment

 Bright indicator LEds for easy 
installation

Dimensional drawing

All types
Adjustments Optical axis receiver

Optical axis sender
M3 threaded mounting hole
Indicator LED green, power supply
Indicator LED yellow, light received
Light/dark rotary switch: 
L = light switching
D = dark switching
Sensing distance adjuster
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4-pin, M8 3 x 0.14 mm2

Connection types
GTE6-N4211
GTE6-N4212
GTE6-P4211
GTE6-P4212

GTE6-N1211
GTE6-N1212
GTE6-P1211
GTE6-P1212

Accessories
Cables and connectors
Mounting systems
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1)  Object with 90 % remission (based on
standard white to DIN 5033)

2)  Average service life 100,000 h
at TA = +25 °C

3) Limit values, operation in short-circuit 
protected  network max. 8 A

4) May not exceed or fall short of
VS tolerances 

5) Without load

6) Signal transit time with resistive load
7) With light/dark ratio 1:1
8) Do not bend below 0 °C

Sensing distance, typ. max. 300 mm 1)

Operating distance 250 mm 1)

Adjustment of operating distance Potentiometer
Light source, light type LED, red light, 650 nm 2)

Light spot diameter  7 mm at 90 mm distance
Supply voltage VS 10 ... 30 V DC 3)

Residual ripple ± 10 % 4)

Power consumption ≤ 30 mA 5)

Switching outputs NPN: open collector: Q 
 PNP: Q
Signal voltage PNP HIGH/LOW VS – (≤ 3 V)/approx. 0 V
Signal voltage NPN HIGH/LOW Approx. VS/≤ 3 V
Switching mode Light/dark switching via rotary switch
Output current IA max. 100 mA
Response time < 1,250 µs 6)

Switching frequency 7) Typ. 500 Hz
Connection type  Cable, PVC, 2 m 8) 

  Connector M8, 4-pin
Protection class  
Circuit protection Vs connections reverse-polarity protected
 In-/outputs short-circuit protected
 Outputs overcurrent protected
Enclosure rating IP 67
Ambient temperature TA Operation  –25 °C ... +55 °C
 Storage  –40 °C ... +70 °C
Weight  With plug M8, approx. 20 g
  With cable 2 m, approx. 60 g
Housing material  ABS, PC, PMMA
Included with delivery  Mounting bracket, screws

N1211Technical data GTE6- N1212 N4211 N4212 P1211 P1212 P4211 P4212

Sensing distance and operating reserve
Model name Part no.
GTE6-N1211
GTE6-N1212
GTE6-N4211
GTE6-N4212
GTE6-P1211
GTE6-P1212
GTE6-P4211
GTE6-P4212

1050713
1051784
1050711
1051782 
1050712 
1051783 
1050710 
1051781

Ordering information 

0(mm) 100 200 300

10 15 250 300�

�

Operating distance Sensing distance typ. max.

30 35 120 140

Sensing distance on white, 90 % remission 

Sensing distance on grey, 18 % remission
 �

�
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�

�

Ø 7.5 mm Ø 5.0 mm
Ø 5.5 mm

Ø 7.5 mm

Distance  [mm]
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GL6 Photoelectric reflex sensor

Sensing range  
7.2 m

Photoelectric reflex sensor

 PinPoint LEd for a precise and 
highly visible light spot

 metal inserts with threads for 
robustness and easy mounting

 SicK aSic-chip for ambient light 
and cross talk immunity

 Larger potentiometer for easy 
adjustment

 Bright indicator LEds for easy 
installation

Dimensional drawing

All types
Adjustment
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Connection types
GL6-N4111
GL6-N4112
GL6-P4111
GL6-P4112

GL6-N1111
GL6-N1112
GL6-P1111
GL6-P1112

Accessories
Cables and connectors
Mounting systems
Reflectors
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Optical axis receiver
Optical axis sender
M3 threaded mounting hole
Indicator LED green, power supply
Indicator LED yellow, light received
Light/dark rotary switch: 
L = light switching
D = dark switching
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Operating reserve (650 nm)

m
(inch)

2.0
(78.7)

4.0
(157.5)

6.0
(236.2)

8.0
(315.0)

���� �

Ø 8 mm
Ø 25 mm

Ø 80 mm Ø 130 mm

Distance  [m]

Se
ns

or

3.0 5.01.00.35

1)  Average service life 100,000 h
at TA = +25 °C

2) Limit values, operation in short-circuit 
protected  network max. 8 A

3) May not exceed or fall short of
VS tolerances 

4) Without load
5) When VS > 24 V and ambient tempera-

ture > 49 °C, IA max. = 50 mA

6) Signal transit time with resistive load
7) With light/dark ratio 1:1
8) Do not bend below 0 °C

Sensing range, typ. max. 7.2 m
Operating range 6 m
Relating to Reflector PL80A
Light source, light type LED, red light, 650 nm 1)

Light spot diameter  8 mm at 350 mm distance
Polarization filter 
Supply voltage VS 10 ... 30 V DC 2)

Residual ripple ± 10 % 3)

Power consumption ≤ 30 mA 4)

Switching outputs NPN: open collector: Q 
 PNP: Q
Signal voltage PNP HIGH/LOW VS – (≤ 3 V)/approx. 0 V
Signal voltage NPN HIGH/LOW Approx. VS/≤ 3 V
Switching mode Light/dark switching via rotary switch
Output current IA max. 100 mA 5)

Response time < 625 µs 6)

Switching frequency Typ. 1 kHz 7)

Connection type  Cable, PVC, 2 m 8) 

  Connector M8, 4-pin
Protection class  
Circuit protection Vs connections reverse-polarity protected
 In-/outputs short-circuit protected
 Outputs overcurrent protected
Enclosure rating IP 67
Ambient temperature TA Operation  –25 °C ... +55 °C
 Storage  –40 °C ... +70 °C
Weight  With plug M8, approx. 20 g
  With cable 2 m, approx. 60 g
Housing material  ABS, PC, PMMA
Included with delivery  Reflector P250, mounting bracket

N1111Technical data GL6- N1112 N4111 N4112 P1111 P1112 P4111 P4112

Sensing range and operating reserve
Model name Part no.
GL6-N1111
GL6-N1112
GL6-N4111
GL6-N4112
GL6-P1111
GL6-P1112
GL6-P4111
GL6-P4112

1050709
1051780
1050707
1051778 
1050708 
1051779 
1050706 
1051777

Ordering information 

0(m) 6.04.02.0 8.0

4.6 6.0

�

�

6.0 7.2�

Typ. max. scanning range Operating range (EGR: 2)

0.03/0.07

0.03/0.07

4.4 5.4� 0.03/0.07

0.06/0.08

� 0.03/0.07 2.2/2.7

1.6/1.9

Reflective tape
Diamond Grade

PL20A
P250
PL40A
PL80A
Reflector type

 

 

 

Operating range

�

�

0.08 ... 1.6 m
0.07 ... 2.2 m
0.07 ... 4.4 m
0.07 ... 4.6 m
0.07 ... 6.0 m

�

�

�
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GL6 Photoelectric reflex sensor with sensitivity adjustment

Sensing range  
7.2 m

Photoelectric reflex sensor

 PinPoint LEd for a precise and 
highly visible light spot

 metal inserts with threads for 
robustness and easy mounting

 SicK aSic-chip for ambient light 
and cross talk immunity

 receiver sensitivity adjustment via 
270° potentiometer

 for detection of critical surfaces 
and shiny objects

Dimensional drawing

All types
Adjustment
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Connection types
GL6-P4211
GL6-N4211

GL6-P1211
GL6-P1212
GL6-N1211
GL6-N1212

Accessories
Cables and connectors
Mounting systems
Reflectors
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Optical axis receiver
Optical axis sender
M3 threaded mounting hole
Indicator LED green, power supply
Indicator LED yellow, light received
Light/dark rotary switch: 
L = light switching
D = dark switching
Receiver sensitivity adjustment
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Operating reserve (650 nm)

m
(inch)

2.0
(78.7)

4.0
(157.5)

6.0
(236.2)

8.0
(315.0)

���� �

Ø 8 mm
Ø 25 mm

Ø 80 mm Ø 130 mm

Distance  [m]

Se
ns

or

3.0 5.01.00.35

1)  Average service life 100,000 h
at TA = +25 °C

2) Limit values, operation in short-circuit 
protected  network max. 8 A

3) May not exceed or fall short of
VS tolerances 

4) Without load
5) At VS > 24 V or ambient temperature 

> 49 °C, IA max = 50 mA
6) Signal transit time with resistive load

7) With light/dark ratio 1:1
8) Do not bend below 0 °C

Sensing range, typ. max. 7.2 m
Operating range 6 m
Adjustment of receiver sensitivity 270° potentiometer
Relating to Reflector PL80A
Light source, light type LED, red light, 650 nm 1)

Light spot diameter  8 mm at 350 mm distance
Polarization filter 
Supply voltage VS 10 ... 30 V DC 2)

Residual ripple ± 10 % 3)

Power consumption ≤ 30 mA 4)

Switching outputs NPN: open collector: Q 
 PNP: Q
Signal voltage PNP HIGH/LOW VS – (≤ 3 V)/approx. 0 V
Signal voltage NPN HIGH/LOW Approx. VS/≤ 3 V
Switching mode Light/dark switching via  rotary switch
Output current IA max. 100 mA 5)

Response time < 625 µs 6)

Switching frequency Typ. 1 kHz 7)

Connection type  Cable, PVC, 2 m 8) 

  Connector M8, 4-pin
Protection class  
Circuit protection Vs connections reverse-polarity protected
 In-/outputs short-circuit protected
 Outputs overcurrent protected
Enclosure rating IP 67
Ambient temperature TA Operation  –25 °C ... +55 °C
 Storage  –40 °C ... +70 °C
Weight  With plug M8, approx. 20 g
  With cable 2 m, approx. 60 g
Housing material  ABS, PC, PMMA
Included with delivery  Reflector P250, mounting bracket

N1211Technical data GL6- N1212 N4211 P1211 P1212 P4211

Sensing range and operating reserve
Model name

Part no.

GL6-P1211
GL6-P1212
GL6-P4211
GL6-N1211
GL6-N1212
GL6-N4211

1059922
1060815
1059241
1059923
1060814
1059631

Ordering information 

0(m) 6.04.02.0 8.0

4.6 6.0

�

�

6.0 7.2�

Typ. max. scanning range Operating range (EGR: 2)

0.03/0.07

0.03/0.07

4.4 5.4� 0.03/0.07

0.06/0.08

� 0.03/0.07 2.2/2.7

1.6/1.9

Reflective tape
Diamond Grade

PL20A
P250
PL40A
PL80A
Reflector type

 

 

 

Operating range

�

�

0.08 ... 1.6 m
0.07 ... 2.2 m
0.07 ... 4.4 m
0.07 ... 4.6 m
0.07 ... 6.0 m

�

�

�

Part no.
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GL6G Photoelectric reflex sensor

Sensing range  
7.2 m

Photoelectric reflex sensor

 PinPoint LEd for a precise and 
highly visible light spot

 metal inserts with threads for 
robustness and easy mounting

 SicK aSic-chip for ambient light 
and cross talk immunity

 receiver sensitivity adjustment via 
270° potentiometer

 for detection of transparent objects 

Dimensional drawing

All types
Adjustment

4-pin, M8
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blk

3 x 0.14 mm2

Connection types
GL6G-P4211
GL6G-P4212
GL6G-N4211
GL6G-N4212

GL6G-P1211
GL6G-P1212
GL6G-N1211
GL6G-N1212

Accessories
Cables and connectors
Mounting systems
Reflectors
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Optical axis receiver
Optical axis sender
M3 threaded mounting hole
Indicator LED green, power supply
Indicator LED yellow, light received
Light/dark rotary switch: 
L = light switching
D = dark switching
Receiver sensitivity adjustment
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Operating reserve (650 nm)

m
(inch)

2.0
(78.7)

4.0
(157.5)

6.0
(236.2)

8.0
(315.0)

���� �

Ø 8 mm
Ø 25 mm

Ø 80 mm Ø 130 mm

Distance  [m]

Se
ns

or

3.0 5.01.00.35

1)  Average service life 100,000 h
at TA = +25 °C

2) Limit values, operation in short-circuit 
protected  network max. 8 A

3) May not exceed or fall short of
VS tolerances 

4) Without load
5) requires minimum attentuation in the 

light beam of 20 %
6) At VS > 24 V or ambient temperature 

> 49 °C, IA max = 50 mA
7) Signal transit time with resistive load

 8) With light/dark ratio 1:1
 9) Do not bend below 0 °C
10) Temperature stability after adjustment 

±10 °C

Sensing range, typ. max. 7.2 m
Operating range 6 m
Adjustment of receiver sensitivity 270° potentiometer
Relating to Reflector PL80A
Light source, light type LED, red light, 650 nm 1)

Light spot diameter  8 mm at 350 mm distance
Polarization filter 
Supply voltage VS 10 ... 30 V DC 2)

Residual ripple ± 10 % 3)

Power consumption ≤ 30 mA 4)

Switching outputs NPN: open collector: Q 
 PNP: Q
Attenuation along light beam > 20%
Special design  for transparent objects 5) 
Signal voltage PNP HIGH/LOW VS – (≤ 3 V)/approx. 0 V
Signal voltage NPN HIGH/LOW Approx. VS/≤ 3 V
Switching mode Light/dark switching via rotary switch
Output current IA max. 100 mA 6)

Response time < 625 µs 7)

Switching frequency Typ. 1 kHz 8)

Connection type  Cable, PVC, 2 m 9) 

  Connector M8, 4-pin
Protection class  
Circuit protection Vs connections reverse-polarity protected
 In-/outputs short-circuit protected
 Outputs overcurrent protected
Enclosure rating IP 67
Ambient temperature TA Operation  –25 °C ... +55 °C 10)

 Storage  –40 °C ... +70 °C
Weight  With plug M8, approx. 20 g
  With cable 2 m, approx. 60 g
Housing material  ABS, PC, PMMA
Included with delivery  Reflector P250, mounting bracket

N1211Technical data GL6G- N1212 N4211 N4212 P1211 P1212 P4211 P4212

Sensing range and operating reserve
Model name Part no.
GL6G-P1211
GL6G-P1212
GL6G-P4211
GL6G-P4212
GL6G-N1211
GL6G-N1212
GL6G-N4211
GL6G-N4212

1059924
1060812
1059632
1060810
1059925
1060811
1059633
1060809

Ordering information 

0(m) 6.04.02.0 8.0

4.6 6.0

�

�

6.0 7.2�

Typ. max. scanning range Operating range (EGR: 2)

0.03/0.07

0.03/0.07

4.4 5.4� 0.03/0.07

0.06/0.08

� 0.03/0.07 2.2/2.7

1.6/1.9

Reflective tape
Diamond Grade

PL20A
P250
PL40A
PL80A
Reflector type

 

 

 

Operating range

�

�

0.08 ... 1.6 m
0.07 ... 2.2 m
0.07 ... 4.4 m
0.07 ... 4.6 m
0.07 ... 6.0 m

�

�

�
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GSE6 through-beam photoelectric sensor

1 L+

M

Q
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blk
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8
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7.
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.3

0)
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7
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.3
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�

18.3
(0.72)

L D

� �
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12
(0.47)

21 (0.83)
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.4

(0
.4

5)
31

.5
 (1

.2
4)

28
.5

 (1
.1

2)

25
.4

 (1
.0

0)

0.
5 

(0
.0

2)

0.5 (0.02)

9.7
(0.38)

All dimensions in mm (inch)

3 (0.12)

�

�

Sensing range  
15 m

Through-beam photoelectric sensor

 PinPoint LEd for a precise and
highly visible light spot

 metal inserts with threads for 
robustness and easy mounting

 Larger potentiometer for easy 
adjustment

 Bright indicator LEds for easy 
installation

Dimensional drawing

All types
Adjustments Optical axis receiver

Optical axis sender
M3 threaded mounting hole
Indicator LED green, power supply
Indicator LED yellow, light received
Light/dark rotary switch: 
L = light switching
D = dark switching

1
2
3

5
6

4-pin, M8 3 x 0.14 mm2

Connection types
GSE6-P4111
GSE6-N4111
GSE6-P4112
GSE6-N4112

GSE6-P1111
GSE6-N1111
GSE6-P1112
GSE6-N1112

Accessories
Cables and connectors
Mounting systems

� �

1 L+

M

Q

NC

3

4

2

brn

blu

blk

wht

4

        

    ®�
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1)  Average service life 100,000 h
at TA = +25 °C

2) Limit values, operation in short-circuit 
protected  network max. 8 A

3) May not exceed or fall short of
VS tolerances 

4) Without load

5) When VS > 24 V and ambient tempera-
ture > 49 °C, IA max. = 50 mA

6) Signal transit time with resistive load
7) With light/dark ratio 1:1

8) Do not bend below 0 °C

Sensing range, typ. max. 15 m 
Operating range 10 m 
Light source, light type LED, red light, 650 nm 1)

Light spot diameter  375 mm at 12 m distance
Supply voltage VS 10 ... 30 V DC 2)

Residual ripple ± 10 % 3)

Power consumption ≤ 30 mA 4)

Switching outputs NPN: open collector: Q 
 PNP: Q
Signal voltage PNP HIGH/LOW VS – (≤ 3 V)/approx. 0 V
Signal voltage NPN HIGH/LOW Approx. VS/≤ 3 V
Switching mode Light/dark switching via rotary switch
Output current IA max. 100 mA 5)

Response time ≤ 500 µs 6)

Switching frequency Typ. 1,000 Hz 7)

Connection type  Cable, PVC, 2 m 8) 

  Connector M8, 4-pin
Protection class  
Circuit protection Vs connections reverse-polarity protected
 In-/outputs short-circuit protected
 Outputs overcurrent protected
Enclosure rating IP 67
Ambient temperature TA Operation  –25 °C ... +55 °C
 Storage  –40 °C ... +70 °C
Weight  With plug M8, approx. 40 g
  With cable 2 m, approx. 170 g
Housing material  ABS, PC, PMMA
Included with delivery  Mounting bracket, screws

N1111Technical data GSE6- N1112 N4111 N4112 P1111 P1112 P4111 P4112

Sensing range and operating reserve
Model name Part no.
GSE6-N1111
GSE6-N1112
GSE6-N4111
GSE6-N4112
GSE6-P1111
GSE6-P1112
GSE6-P4111
GSE6-P4112

1052449
1052453
1052447
1052451
1052448
1052452
1052446
1052450

Ordering information 

0(m) 4.0 16.08.0 12.0

10.00 15.0

Operating range Scanning range typ. max.

1,000

100

10

1
mm
(inch)

4,000
(157.48)

12,000
(472.44)

8,000
(314.96)

16,000
(629.92)

Operating reserve

Operating
range

Ø 7.5 mm Ø 130 mm
Ø 250 mm

Ø 310 mm Ø 480 mm

Distance  [m]

Se
ns

or

10 15840
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cables and connectors and mounting systems

Dimensional drawings and Ordering information

Cables and connectors

SENSICK screw-in system M8, 3- or 4-pin, enclosure rating IP 67

3 x 0.34 mm2 or 4 x 0.25 mm2, sheath PVC
Part no.
6010785
6022009
6022011
6009870
6009872
6010754

Contacts
3
3
3
4
4
4

Contacts
3
3
3
4
4
4

Cable length
 2 m
 5 m
 10 m
 2 m
 5 m
 10 m

Model name
DOL-0803-G02M
DOL-0803-G05M
DOL-0803-G10M
DOL-0804-G02M
DOL-0804-G05M
DOL-0804-G10M

3 x 0.34 mm2 or 4 x 0.25 mm2, sheath PVC
Female connector M8, 3- or 4-pin, straight Female connector M8, 3- or 4-pin, right angle

Part no.
6008489
6022010
6022012
6009871
6009873
6010755

Cable length
 2 m
 5 m
 10 m
 2 m
 5 m
 10 m

Model name
DOL-0803-W02M
DOL-0803-W05M
DOL-0803-W10M
DOL-0804-W02M
DOL-0804-W05M
DOL-0804-W10M 

M
8x

1

Ø 
9.

8
(0

.3
9)

Ø 
9

(0
.0

4)

8.2
(0.32) 27 (1.06)

Rmin 
1)

*L*

1/brn3/blu
2/wht4/blk

All dimensions in mm (inch)

22
.8

 (0
.9

)
*L

*

Ø 
9.

8
(0

.3
9)

18.8 (0.74)
1/brn3/blu

2/wht4/blk

All dimensions in mm (inch)

Rmin 
1)

1) Minimum bend radius in dynamic use
 Rmin = 20 x cable diameter

Contacts
3
3
3
4
4
4

Contacts
3
3
3
4
4
4

3/4 x 0.34 mm2, sheath PUR halogen free
Part no.
6025888
6025889
6025890
6025894
6025895
6025896

Cable length
 2 m
 5 m
 10 m
 2 m
 5 m
 10 m

Model name
DOL-0803-G02MC
DOL-0803-G05MC
DOL-0803-G10MC
DOL-0804-G02MC
DOL-0804-G05MC
DOL-0804-G10MC

3/4 x 0.34 mm2, sheath PUR halogen free
Female connector M8, 3- or 4-pin, straight Female connector M8, 3- or 4-pin, right angle

Part no.
6025891
6025892
6025893
6025897
6025898
6025899

Cable length
 2 m
 5 m
 10 m
 2 m
 5 m
 10 m

Model name
DOL-0803-W02MC
DOL-0803-W05MC
DOL-0803-W10MC
DOL-0804-W02MC
DOL-0804-W05MC
DOL-0804-W10MC

M
8x

1

Ø 
9.

8
(0

.3
9)

Ø 
9

(0
.0

4)

8.2
(0.32) 27 (1.06)

Rmin 
1)

*L*

1/brn3/blu
2/wht4/blk

All dimensions in mm (inch)

22
.8

 (0
.9

)
*L

*

Ø 
9.

8
(0

.3
9)

18.8 (0.74)
1/brn3/blu

2/wht4/blk

All dimensions in mm (inch)

Rmin 
1)

1) Minimum bend radius in dynamic use
 Rmin = 20 x cable diameter
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accessories

Dimensional drawings and Ordering information

Mounting systems

Mounting plate for universal bar clamp
Part no.
2023057

Model name
BEF-KHS-L01

Locking
screw

L

63.5

4
5

Mounting plate
 L

Mounting bracket, wall mounting for G6
Part no.
5311520

Material
Stainless steel

Model name
BEF-W100-A

32
.4

 (1
.2

8)

1.
2

(0
.0

5)
25

.4
 (1

.0
0)

9°

26.3 (1.04)

29.3  (1.15)

25
.3

 (0
.1

0)

3.
2 

(0
.1

3)

9.
1

(0
.3

6)

3.2 (0.13)
8.2 (0.32)

7.
2 

(0
.2

8)

3
(0.12)

14
(0.55) 5.

2 
(0

.2
0)

7.
4

(0
.2

9)
6 

(0
.2

4)

All dimensions in mm (inch)

29.3 (1.15)
21 (0.83)

25
.4

 (1
.0

0)

3 (0.12)

+
–

8.2
(0.32) 

12
.6

(0
.5

0)32
.4

 (1
.2

8)
26

 (1
.0

2)

1.
7 

(0
.6

7)

5.
2 

(0
.2

0)

5.
8

(0
.2

3)

4.4 (0.17)

14
(0.55)

12
(0.47)

3 (0.12) 14.2 (0.56)

7.
6

(0
.3

0)
9.

7
(0

.3
8)

All dimensions in mm (inch)

Mounting
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Dimensional drawings and Ordering information

Reflector 20 x 40 mm
Part no.
1012719

Model name
PL20A

15

18

3
8

ø8

ø4
.6

5
0

6
0

4.2

7.3

Reflector 30 x 50 mm
Part no.
1002315

Model name
PL31A

Reflector 30 x 50 mm
Part no.
1002314

Model name
PL30A 

4.1

9
.1

 

7.2

27.8

71 5
6

8
2

29.8

5
65
8

27.8

27.8
8

self-adhesive

Reflectors, plastic design for temperatures up to 65 °C

Reflector 40 x 60 mm
Part no.
1012720

Model name
PL40A

34

38 7.8
40.2

ø4

56
.6

59
.852

Reflector 80 x 80 mm
Part no.
1003865

Model name
PL80A

84

6
8

71 8
4

4.5
8

8.5

2.5

Reflector 47 x 47 mm1)

Part no.
5304812

Model name
P250

3.5

8
1020

47

51
10

6
151 47

fo
r 

M
4

5

1) Included with delivery GL6 standard types
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accessories

Dimensional drawings and Ordering information

Reflectors, plastic design for temperatures up to 65 °C

Reflector 6-sided, width across flats 52 mm, screwable
Part no.
1000132

Model name
PL50A

ø8
.5

ø4
.5

8

7868

60

4.2

Reflector 32.8 x 8.4 mm, screwable
Part no.
5308002

Model name
P45A

8.4

12.4

32
.8 ø7ø3
.5

45 54

4

6.2

Reflective tape “Diamond Grade”
Cut to size
Model name
REF-DG-K

Part no.
4019634

Part no.
5319929
5319981

Model name
REF-PLUS-R25
REF-PLUS-R50

Width
25 mm
50 mm

Self-adhesive reflective tape for photoelectric sensors with polarization filter

Reflective tape, self-adhesive, length of roll 22.8 m
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SICK AG | Waldkirch | Germany | www.sick.com

Leading technologies

With a staff of more than 5,000 and 
over 50 subsidiaries and representa-
tions worldwide, SICK is one of the 
leading and most successful manufac-
turers of sensor technology. The power 
of innovation and solution competency 
have made SICK the global market 
leader. No matter what the project and 
industry may be, talking with an expert 
from SICK will provide you with an ideal 
basis for your plans – there is no need 
to settle for anything less than the best.

Unique product range 

 • Non-contact detecting, counting, 
classifying, positioning and measur-
ing of any type of object or media

 • Accident and operator protection 
with sensors, safety software and 
services

 • Automatic identification with bar 
code and RFID readers

 • Laser measurement technology for 
detecting the volume, position and 
contour of people and objects

 • Complete system solutions for analy-
sis and flow measurement of gases 
and liquids

Comprehensive services

 • SICK LifeTime Services – for safety 
and productivity

 • Application centers in Europe, Asia 
and North America for the develop-
ment of system solutions under real-
world conditions

 • E-Business Partner Portal 
www.mysick.com – price and availabi-
lity of products, requests for quotation 
and online orders 

SicK at a glance

Worldwide presence with 
subsidiaries in the following 
countries:

australia   
Belgium/Luxembourg  
Brasil  
ceská republika  
canada                                                  
china  
danmark 
deutschland 
España   
france   
Great Britain   
india  
israel   
italia   
japan   

méxico                                            
nederland   
norge   
Österreich  
Polska  
românia   
russia   
Schweiz  
Singapore                                            
Slovenija 
South africa   
South Korea                                         
Suomi   
Sverige   
taiwan   
türkiye   
united arab Emirates 
uSa

Please find detailed addresses and 
additional representatives and agencies 
in all major industrial nations at 
www.sick.com


