
产品参数表
规格

单线绝缘电缆极 - 中 - 1mm² - 红
DZ5CE010

主要信息
产品系列 Linergy

产品类型 电缆末端

电缆头尺寸 中

符合标准 NF C 63-023

包装类型 一串袋子

每套数量 10套100个

电缆线径 1 mm²

补充信息
线缆末端类型 单导线

其它参数 无标签的固定器

颜色 红色

边框材料 无卤素塑料

管材料 铜 符合 ISO 1337

电缆数量 1

美国线规 AWG 18

前盖尺寸 Ø 3.5 mm

套管直径 1.7 mm

长度 14 mm

套管长度 8 mm

产品净重 0.1 kg

环境
产品认证 UL

运行温度 -20…105 °C

包装单位
包装1的单位类别 PCE

个/公斤 1
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包装重量 0.1 g

包装1高度 0.4 cm

包装1宽度 0.4 cm

包装1长度 1.4 cm

包装2的单位类别 BAG

包装2的数量 100

包装2重量 10.7 g

包装2高度 1 cm

包装2宽度 6 cm

包装2长度 6 cm

包装3的单位类别 BB1

包装3的数量 1000

包装3重量 118 g

包装3高度 8 cm

包装3宽度 9 cm

包装3长度 12 cm

可持续性
产品类型 Green Premium 产品

REACh法规 REACh 声明

REACh（不含 SVHC） 是

欧盟ROHS指令 符合
欧盟ROHS声明

无有毒重金属 是

无汞 是

RoHS 豁免信息 是

中国 ROHS 管理办法 中国 ROHS 声明
自主符合中国 ROHS（中国 ROHS 管控范畴之外的产品）

环境披露 产品环境文件

WEEE 该产品必须经特定废物回收处理后弃置于欧盟市场，绝不可丢弃于垃圾桶中。

含卤素性能 无卤素产品

合同保修
保修单 18 months
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https://download.schneider-electric.com/files?p_Doc_Ref=DZ5CE010_REACH_DECLARATION&p_FileName=DZ5CE010_REACH_DECLARATION_CN_zh-CN.pdf
https://download.schneider-electric.com/files?p_Doc_Ref=DZ5CE010_ROHS_DECLARATION&p_FileName=DZ5CE010_ROHS_DECLARATION_CN_zh-CN.pdf
https://download.schneider-electric.com/files?p_Doc_Ref=DZ5CE010_ROHS_DECLARATION&p_FileName=DZ5CE010_ROHS_DECLARATION_CN_zh-CN.pdf
https://download.schneider-electric.com/files?p_Doc_Ref=DZ5CE010_ROHS_CHINA_DECLARATION&p_FileName=DZ5CE010_ROHS_CHINA_DECLARATION_CN_zh-CN.pdf
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP1304013EN

