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# 2.770 SHELL SPCC, &0u” min nickel over 50u” min Copper
s BODY PBT, UL 94V-0, Color:Black.
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BOARDLOCK:  Copper Alloy, Tin Plated.
zg S& HHHH V HHHHHHH 2{ Sg RIVET: Copper Alloy, Nickel Plated.
1.385 SCREW: Copper Alloy, Nickel Plated.
o ELECTRICAL : Voltage rating 250 VAC (RMS)
8 Current Rating :3 AMP
—~ ‘ = Withstanding Voltage >1000 VAC(RMS)
{ u u )A u u 1[:1 E{"; l Insulation resistance >1000 M Ohms
‘ — Contact resistance 25 mOhms max
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¥ 277 #1.10
o 2—-93.20 ‘ROHS Compliant Mounting options:
@) O O 2 4F=Front screwlock 4-40
000 O;DO PCB locki t
ocking type:
g 1.385 B Series: Grounding tabs+Boardlocks
o s ‘ Standard density - -
— Footprint Option:
r A Shell size: 1A=European ‘
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RECOMMENDED P.C.B LAYOUT
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Dimensions

Positions

A B C

9

50.87 24.99 16.927

15

59.19 55.527 20.20

25

05.04 47.04 58.96

S/

Configuration:
09, 15, 25, 37

Contact type: ‘

} P=Pin
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