Ground terminal
blocks, isolated ground

Characteristics and accessories, see
compression clamp terminal blocks.
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M4/6.P1-M../.P1

* Yellow body with green strip

n the top

Circuits are not electrically
connected to the mounting rail

M 4/6.3A.PI

Spacing 6 mm + 0,05 (.238%)
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AWG mmé Type* Part number| Type ~ Part number
M4/6 10 4 M4a/6P 165 275.00 | Yellow body
M6/8 8 6 M6/8P1 16545121 | With green strip on the top
Ground terminal blocks, | M10/10 6 10 M10/10.P1 16545222 M 4/6.3A.P1 165 589.24
M4/6.P1-M./.P1, arethe’l M16/12 4 16 M16/12P1 165453.23
same size as these M35/16 0 35 M35/16:P1 16545424
terminal blocks M70/22 00 70 M70/22P1 165596.13
M95/26 4/0 95 M95/26.P1 165 556.22

Single pole, multiclamp terminal block.
Three clamps.

Circuits are not electrically connected
to the mounting rail

M 4/6.4A.Pi

Spacing 6 mm + 0,05 (.238")
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L Type Part number
Yellow body
with green strip on the top
M 4/6.4A.P1 165 590.21

Single pole, multiclamp terminal block.
Four clamps.

Circuits are not electrically connected
to the mounting rail

Wire size Solid wire 0-4 mm?2 0-4mm2 | 0-4 mm? 0-4 mm2
(see generalities) Stranded wire 0-4 mm? 0-4mm? | 0-4 mm? 0-4 mm2
- AC 750 Gr.C 500 Cat.C_| 660 Gr.C 500 Cat.C
Rated voltage M =DC 300 Gr.C 500 Cat.C_] 800 Gr.C 500 Cat.C
Rated current A 35 30 35 30
Rated wire size 4 mm?2 25mmZ | 4mm? 2,56 mm?
3 . i . 9,5 mm 4 mm 0,5-0,8 Nm IP 20 9,5 mm 4 mm 0,5-0,8 Nm P20
or compression clamp connection 37" 4471 Ib.in.| NEMA 1 37 4.4-71 Ib.in.[ NEMA 1
Approvals (Contact Entrelec) | [ I | ] I | |mm | I I l I I ] | | ’ | | I l | |
| Accessories Type Part number | Type . Part number | Type ‘ Part number
1 Rail [y 32x15 DIN? PR1 22 163 050.04 PR122 163 050.04
2 Rail s 35x75x1 DIN3 PR30 prepunched 173 220.05 PR30 prepunched 173 220.05
3 Rail 1LJ 35x15x23 DIN3 PR4 168 500.12 PR4 168 500.12
4 Rail 1 35x15x15 PR5 prepunched 101598.26 | PRS prepunched 101598.26
5 End stop (all rails) BAM th.9,7mm 103 002.26 BAM th. 9,1 mm 103 002.26
6 End section yellow FEM6 3A th. 3 mm 103 862.20 FEM64A th.3mm 103 863.21
7 Separator end section
R Seemarkersand  Marking method o ® @ @
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other accessories

Ground
terminal blocks

Electrically grounded to the mounting rail.
Characteristics and accessories, see
compression clamp terminal blocks.

M 4/6.4A.P VO

Spacing 6 mm + 0,05 .238" @

Ground MA 2,5/5.P M 4/6.P M 4/6.3A.P VO
terminal blocks Spacing 5 mm + 0,08 .200" @ Spacinr 6 mm + 0,05 .238" @ Spacing 6 mm + 0,05 .238"
Electrically grounded to the mounting rail.
Characteristics and accessories, see = = ] *K&W
compression clamp terminal blocks. |
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center of rail ('_;_| 18 .71" center of rail Co | 18 .71" center of rail Co l 25 .98"
s 23 .91 23 91" s\ 30 178
- Type PN | Type P/N " Type LLOPIN
Green and yellow body Green and yellow body Green and yellow body - UL 84 VO
Note MA 2,5/5.P 165 488.27 M 4/6.P 165 113.16 M 4/6.3A.P VO 195 637.12
For M 4/6.3A.P and M 4/6.4A.P blocks : Terminal block for ground wire, same size | Terminal block for ground wire, same size | Terminal block for ground wire, same size
short-circuit current = 480/1s as MA 2,5/5 terminal block. as M 4/6 terminal block. as M 4/6.3A terminal block.
\ cter sties ;‘Sl"ll‘*{’t PE.. UL [CSA - NFC UIE*DI’“, VDE - UL C8A .NFC UIEﬂ‘VD“I VOE.. UL G8A . NFCA 4
Wire size Solid wire 0-4 mm? 9212 AWG| 22-12 AWG 0-4 mmz | 0-4 mm? 22-12AWG]| 18-12AWG 0-4 mm? | 0-4 mm? 0-4 mm?
(See generalities) Stranded wire| 0-2.5 mm? 0-25mme | 0-4 mm2 0-4mm? | 0-4 mm? 0-4 mm?
Rated wire size 2.5 mm? 12AWG | 12AWG | 25mm2 | 4mm? 12AWG | 12AWG | 25mm? § 4 mm? 2.5 mm?
: " 10 mm 35mm | 0.4-0.6Nm 3.5mm 12mm 4mm 0.4-0.6Nm 4mm 9.5 mm 4mm |[0.5-0.8Nm
For compression clamp connection 39" 14" [3553in| 14" 47" 16" |3553min| .16 37 16" | 44-7.1Ibin
Approvals (Contact Entrelec) ‘N|@| | I l I NI@I@@I@I@ @I l@ | ] i | ‘ l | ‘
1 End section yellow | FEM6 th.25mm 103 062.21 FEM6 th.25mm 103 062.21 FEM3AP V th.3mm 199 876.26
2 Separator end section SCFMé th.3mm 114 825.06 SCFMé th.3mm 114 825.05
Torque on rail 0.6 Nm 5.5 Ib.in 0.8 Nm 7.0 ib.in 0.8 Nm 7.0 Ib.in
R Seemarkersand  Marking method ®@ o @ D)

M 6/8.P

Spacing 8 mm - 0,05 .315"
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M 10/10.P

Spacing 10 mm - 0,05 .394"

other accessories
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. Type PN Type PN Type PN
Green and yellow body - UL 94 VO Green and yellow body Green and yellow body
Note M 4/6.4A.P VO 195 638.23 M 6/8.P 165 114.17 M 10/10.P 165 115.10
For M 4/6.3A.P and M 4/6.4A.P blocks : Terminal block for ground wire, same size | Terminal block for ground wire, same size | Terminal block for ground wire, same size
short-circuit current = 480/1s as M 4/6.4A terminal block. as M 6/8 terminal block. as M 10/10 terminal block.
£ ' HD&HIDE UL C8A NFC—UTE‘;DIN—VDE uL CSA . NFC-UTE| DIN-VDE uL CSA  NFC-UTE|
Wire size Solid wire 0-4 mm? 0-4 mm2 | 0-10 mm? 22-8AWG | 18-10AWG 0-10 mm? { 0-16 mm? J06ANG | 18-8AWG 0-16 mm?
(See generalities) Stranded wire| 0-4 mm? 0-4mme | 0-6 mme 0-6 mm2 | 0-10 mm? 0-10 mm?
Rated wire size 4 mm? 2.5 mm? 6 mm? 8 AWG 10 AWG 6 mm? 10 mm? 6 AWG 8 AWG 10 mm?
Eﬂ 4 characteristics t Tiongth adoewcber tore pntaf e -gialppossns i forrad ' ot . soewdiver . lorwe. - forred
- . 9.5mm 4mm 0.5-0.8 Nm 12mm 4.5mm | 0.8-1Nm 4mm 12mm 55-6mm | 1.2-1.4Nm 4 mm
For compression clamp connection 37" 16" | 44-7.1 lbin 47" | 16"-.20" | 7.189in | .16 47 .22°-24" [10.6-12.3 bbin] 16"
Approvals (Contec Entle) [TTTTTTTTTT Mepecee @ | snNePeoeo & | |
[/8pecific accessories | Type PN | Tywe PN |Type PN
"1 End section yellow | FEM4APVO th.3mm 199 879.01 FEM6 th.25mm 103 062.21 closed terminal block
2 Separator end section SCFMé th.3mm 114 825.05 | SCFMé th.3mm 114 825.05
Torgue on rail 0.8 Nm 7.0 ib.in 0.8 Nm 7.0 ib.in 0.8 Nm 7.0 Ib.in
R Seemarkersand  Markingmethod | @) @ ® © ® @
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other accessories

Ground
terminal blocks

Electrically grounded to the mounting rail.
Characteristics and accessories, see
compression clamp terminal blocks.

Photo above illustrates commect mounting of ground blocks on rail.

Ground M 16/12.P M 35/16.P
terminal blocks Spacing 12mm - 0.1 .473" @ Spacing 16 mm - 0.1 .630" @
Electrically grounded to the mounting rail.
Characteristics and accessories, see
compression clamp terminal blocks. -
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center of rail C | 22 .87" center of rail C | 22 .87
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Type PN Type PN Type PN
Green and yellow body Green and yellow body
M 16/12.P 165 130.23 M 35/16.P 165 111.14
Terminal biock for ground wire, same size | Terminal block for ground wire, same size
as M 16/12 terminal block. as M 35/16 terminal block.
JDIN-VDE UL CSA 'NFC-UTE| DIN-YDE UL CSA NFG-UTE# DIN-VDE uL CSA - NFC-UTE|
Wire size Solid wi 25 : 2 X 2 ’
(S;e ;zneralities) olid wire  ]6-25 mm? (1) 22.124MG | 2212 A0 6-25 mm? (1) j16-50 mm2(1) e2anG | saawe 16-50 mm(1)
9 Stranded wire|6-16 mm? (1) 6-16 mm? (1) j16-35 mm2(1) 16-35 mm(1)
Rated wire size 25 mmA(1) | 12 AWG | 12AWG |25 mm2(1)| 35 mm2(1) | 2 AWG | 4AWG | 35 mm(1) |
i : i Y “uewier | tongie. Sorind longh sorewdriver e forull’ Tonghh sommiivey lorge forcal
. 14 mm 55mm | 1.2-1.4Nm 5.5mm 17 mm 8mm 2.5-3Nm 5.5mm
For compression clamp connection .56 22 |19.6-12.3 bin| .22° 67" 32" |21.8-26.3'b.fn 22 |
Approvals (Contect Entrld) ~@Rece W | mnedecniol # | s [ [TT[[[][]]
pecific accessories Type PN Type PN Type PN
1 End section yellow closed terminal block closed terminal block
2 Separator end section SCFMé th.3mm 114 825.05
Torque on rail 1.0 Nm (2.0 Ib. in}} 1.0 Nm (9.0 b. in.)
R Seemarkersand  Meingmethod | @ @

(1) When using a wire of more than 16 mm?n°6 AWG, DIN 3 rail EN 50022 should not be used, as ita cross section is not appropriate for current carrying.

Type PN Type P/N Type PN

jomvoe  uL  csa Nfc-ur#nm.vna UL CSA 'NFC-UTE/DINVDE UL  CSA NFC-UTE|
Wire size ‘ Solid wire
(See generalities) Stranded wire
Rated wire size o
‘Other characteristics = gaemse-wmpl gy sl voniigcnntufp il g e s e e
For compression clamp connection {
Approvals (Contact Enrele) EERRRERRRRRERRRR RN RRRRR RN
‘Specific accessories Type PN Type PN Type PN
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