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K8901M SOCKETS METRIC

DIN 3129, ISO 2725

Drive: 3/4” DIN 3121-H 20, ISO 1174

Finish: Black finish

Material: High performance alloy steel

To be used with machines. For maximum safety, use clamping springs

K8901M-17 1803155 1
K8901M-18 1844189 1 31 o K560F 6
K8901M-19 1803162 1 19 51 325 44 K560F-6 365
PYNAMICORIVE™ K8901M-21 1803179 1 21 51 350 44 K560F-6 370
K8901M-22 1803186 1 22 51 36.0 44 K560F-6 375
T y ) K8901M-23 1803193 1 23 51 375 44 K560F-6 375
| | K8901M-24 1803209 1 24 51 385 44 K560F-6 380
'i = 1 K8901M-27 1803216 1 27 53 425 44 K560F-6 395
K8901M-28 1803223 1 28 53 440 44 K560F-6 400
K8901M-29 1803230 1 29 53 450 44 K560F-6 410
= e K8901M-30 1803247 1 30 53 46.0 44 K560F-6 420
K8901M-32 1803254 1 32 57 485 44 K560F-6 425
K8901M-33 1803261 1 33 57 50.0 44 K560F-6 520
K8901M-34 1803278 1 34 57 510 44 K560F-6 520
K8901M-36 1803285 1 36 57 535 44 K560F-6 540
K8901M-38 1803292 1 38 57 56.0 44 K560F-6 590
K8901M-41 1803308 1 41 ks 60.0 44 K560F-6 600
K8901M-46 1803315 1 46 62 66.0 44 K560F-6 690
K8901M-50 1846398 1 50 68 71.0 44 K560F-7 700
K8901M-55 1846404 1 55 72 775 54 K560F-7 750
K8901M-60 1846411 1 60 72 835 54 K560F-7 800



