Spectra-Zip® TPE .025"” center
193-3X0X series

description
Speclra-Strip® TPE 025" center zip cable accommodates interconnect

miniaturization, with the added benefl of improved electrical perormance
charactaristics. Applications include any system requiring higher and faster signal

density. Standard put-up is 100° coils. Longer lenglhs are available upon request,

benefits

- TPE insulation - lowar diglectric constant, higher impedance, and faster
signal speeds than PVC cable

= High density centar-to-center spacing allows increased miniaturization
- Precize spacing for controlled electrical characteristics

. Easy, fast mass-tarminatian

. Easy identification of # 1 conductor with edge mark

- Double contour allows termination from aeithar side of cable
- UL recognized W

characteristics

physical

Cormductors: coppar, 588 chart below

insulation; 075" (0,19mm] wall TPE

Pilch: 0.025°0.002" (0,6440,05mm)
centers

Calor: gray {one edge red)

Temperalure rating: -20°C 1o +105°C
(-4°F 1o +221°F)

electrical

Voltage: 150 V

Current rating: 0.8 amps nominal & 10°C
risg above ambsent

Propagation dfay, 1.45 nafft
4,76 nefm) nominal

Inswlation resisiance: 109 ohms. - 10
3 m) min

Crossfalk: 10° {3 m) sample,
5 ns rige time with 2 lines drivan,
unbalanced mode (see chart below)

UL style: #20B47, rated 105°C

(+221°F)

|Part Numbear 183-3003 193-3005 183-3208
Conductors 20-1 solid bara 30-738 tinned 221 sold bara
Thickness SO28T4.002 SR L0 A3 002
(I cdarnce BB ohms 80 chms 105 ahms
|l:mnﬂmu{rmhsl} 18.5 phitl (54.1 plim] & 1 MHz 18.0 pbifi (623 pfim] & 1 MHz 14.0 pih (45,0 plie] 0 1 MHz  [17.0 piM {55.8 plim]. @ 1 MHz
Fm.m{nmnimq 18 phift (48 uhim) @ 1.0 MHZ 14 bt [ 6 phiom) & 1.0 Mz AT et (56 gvm] @ 10 MHZ |15 piut |48 uihvm) o 1.0 Mz
rossialk naar and: ! 2.7 near end: * 3.1% naar end: * 0% e el A%
* ground-signal-ground | far end: " 3.3% lar end: * 3.6%{ tar end: * 3| far end: A%
**ground-ground-signal | noar end: = A.0%%| necar end = 1.0% noar and: " 1, 2%| re gnd; " 1.0
=ground-ground Lar end: i tar end: ** 1.9% lar end: 229 far eng: i, 4
order information
a1 30-7r28 321 32-7040
BARE SOLID TINNED BARE SCLID TINMED Ee loofbise GRANR
PART & PART & PART # PART & INCHES tmm} BCHES [rem]
193-3003-010 133-3005-010 192-3205-010 193-3205-010 10 50 .35 20SED0S | (57Re013)
193-3003-016 m-ms-maq 183-3203-016 19G-3205-016 18 Aoo (10,16} A75L006 | (853:013)
183-3043-020 1853-3005-020 163-3203-020 193-3205-020 20 500 (12,70} ATHE D0S (12.0740,13)
183-5003-026 193-3005-026 153-3203-0E6 TEE-3E05-026 28 550 (16,51} J2ht.005 | (1588£015)
183-3003-034 183-3005-034 163-3203-034 193-3205-034 ] 850 fi21.,58) A254006 | (2086+015)
193-2003-040 193-3005-040 153-2203-040 193-3205-040 40 1.000 (5,40} ATEE006 | {24.TTHOE
123-3005-050 193-23005-050 183-3203-050 193-32056-050 50 1.250 [31,73) 12254006 | (11,1240,15)
183-3003-060 193-3005-060 183-3203-080 193-3205-060 g0 1.500 (31 1ATER006 | (37 4740,15)
193-3003-064 193-3005-064 193-3203-064 193-3205- 064 iz 1.600 (4054 15754008 | (#0,0140,18)
153-3003-068 193-3005-068 183-3203-088 193-3205-068 -] 1.700 |4§.1E] TETSE007 | (42 56:0.18) |
153-3003-080 163-3005-080 183-3203-080 193-3205-080 BO 2000 | 508 1AM 007 | (50.1740,18)
183-3003-100 163-3005- 100 183-3203-100 193-3205-100 100 a0 {B3,50) ZATERO0T | (R2ATI) |
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