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Electronics Switches
Slide Switches
MHS Series SSJ Series SSA Series
M Low profile H Micro size M Micro size
M Instrumentaion grade M Instrumentation grade M Instrumentation grade
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Slide switch
Number of poles up to 2 1 up to 2
Number of throws upto3 3 2
Contact timing Make before Break Make before Break Make before Break
Right angle versions Yes Yes Yes
Mounting style THT THT THT
Actuator style Standard and Baton Standard Standard
Flush actuator version No No No
Tape seal No No No

Contact rating

Gold: 20 mA @ 20 Vdc
Silver: 300 mA @ 125 Vac

100 mMA @ 12 Vdc

Gold: 20 mA @ 20 Vdc
Silver: 100 mA @ 30 Vac

Electrical endurance 15,000 ops. 10,000 ops. up to 10,000 ops.
Operating temperature range -20...+100°C -10...4+60°C -20...480°C
Dimensions (LxWxH) 16.0x6.7Xx7.5mm 10.2..15.8 x4 x 5.5 mm 9.0...15.0x3.4...5.6 x 4.8 mm
Packaging Tray Tray Bulk

SLS/SL/SLSA Series MLL Series

M Wiping contact M Low profile

H Consumer grade

. Vi het
Slide switch
Number of poles up to 2 1
Number of throws up to 10 up to 3
Contact timing Break before Make Make before Break
Right angle versions Yes Standard
Mounting style THT SMT
Actuator style Standard, Lever / Knob Actuator Standard
Flush actuator version No No
Tape seal No No
Contact rating SLS/SL: 250 mA @ 125 Vac, 300 mA; 4 Vdc
150 mA @ 12 Vdc
SLA: 500 mA @ 125 Vac

Electrical endurance 10,000 ops. 10,000 ops.
Operating temperature range SLS/SL: -10...460°C, 20...+85°C

SLA: -20...+85°C

Dimensions (LxWxH)

refer to catalogue

6.7.9.7x26x14

Packaging

Bulk

Tube, Tape and Reel
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Preferred Part Numbers - Slide Switches (Continued)

MSSA-01/04 Product key Type Contact material Positions Part number
MSSA111DG SPDT Au On-None-On 2-1437580-9
MSSA111EG On-Off-On 3-1437580-0
MSSA114D Ag On-None-On 3-1437580-1
MSSA114E On-Off-On 3-1437580-2
MSSA211NG DPDT Au On-None-On 4-1437580-9
MSSA211N Ag 5-1437580-2
MHS Series Product key Type Contact material Positions Part number
MHS
MHS12204 SPDT Ag On-None-On 1825255-1
) MHS122G04 Au 1825255-2
e MHS 12304 Ag On-Off-On 1825255-5
..’-“ MHS13304 SP3T On-On-On 1825255-7
MHS133G04 Au 1825255-8
MHS22204 DPDT Ag On-None-On 1825289-1
MHS222G04 Au 1825289-2
MHS22304 Ag On-Off-On 1825289-5
MHS223G04 Au 1825289-6
MHS23304 DP3T Ag On-On-On 1825289-8
MHS233G04 Au 1825289-9
MHS Right Angle
MHS122GRA04 SPDT Au On-None-On 1825256-4
MHS122RA04 Ag 1825256-1
MHS123GRA04 Au On-Off-On 1825256-5
MHS123RA04 Ag 1825256-2
MHS133GRA04 SP3T Au On-On-On 1825256-6
MHS133RA04 Ag 1825256-3
MHS222GRA04 DPDT Au On-None-On 1825290-4
MHS222RA04 Ag 1825290-1
MHS223GRA04 Au On-Off-On 1825290-5
MHS223RA04 Ag 1825290-2
MHS233GRA04 DP3T Au On-On-On 1825290-6
MHS233RA04 Ag 1825290-3
SSJ Series Product key Type Contact material Style Part number
SSJ1204 SPDT Ag vertical 1825280-1
‘ SSJ12R04 right angle 1825282-1
SSJ1304 SP3T vertical 1825283-1
SSA Series Product key Type Contact material Style Part number
SSA1204 SPDT Ag vertical 1571981-1
' SSA12G04 Au 1571981-2
SSA2204 DPDT Ag 1571981-3
SSA22G04 Au 1571981-4
SLS/SL/SLSA Series Product key Type Mounting Style Part number
SLS121PC04 SPDT THT vertical 1825115-1
SLS121RA04 right angle 1825116-1
- SLS131PC04 SP3T vertical 1825117-1
“/ SLS131RA04 right angle 1825118-1
SLS141PC04 SP4T vertical 1825119-1
SLS141RA04 right angle 1825120-1
SLS151PC04 SP5T vertical 1825121-1
SLS151RA04 right angle 1825122-1
SLS220PC04 DPDT vertical 1825080-1
SLS230PC04 DP3T 1825080-2
SLS240PC04 DP4T 1825080-3
SLS250PC04 DP5T 1825080-4
SLS260PC04 DP6T 1825080-5
MLL Series Product key Type Mounting Packagin Part number
. MLL1200S SPDT SMT \ tube 1437575-1
ol MLL1200STR | tapeandreel | 14375752
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