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RS Pro Display Port Plug to DVI-D Plug Digital Video Cable
Assembly, 3m
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2.CONTACT RESISTANCE:1 OHM(MAX) = 5 = 1o - 17
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13| A6-0000099 | DisplayPort TRANSPARENT DUST COVER
12| AG-0000025 | VI M TRANSPARENT DUST COVER

11| AS-RO71085 | DISPLAY PORT M ABS BOTTOM SHELL
10| A5-RO71084 | DISPLAY PORT M ABS TOP SHELL

g | A10-RD43162| H.8.T:B1.5"42mm.

8 | AL0-RO75147| H.5.T:01.0*10mm.

7 | ALo-RO75130| H.5.T!@2.5%10mm.

5 | A7-RO40001 | SCREW:#4-40UNC{2.8*45MM) NICKEL
5 | A5-RO47001 | PVC 45P COLOR:BLACK
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AS5-RO47011 | TRANSPARENT PE

A2-R020051 | DVI{24-+1) M SOLDER TYPE,NICKEL PLATED,BLACK [NSULATION

A78-0000080 | DISPLAY PORT M+PCBH+SMT

A4-RD01376 |UL20276(I0AWG*1PR # EAMJ*4CH30AWG*1PR+30AWG*3C+AEB{AL) OD:5.5MM BLACK JACKET
NO| CELINK P/N DESCRIPTION
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