NOTES: UNLESS OTHERWISE SPECIFIED

ASEE SHEET 2 FOR KEY ARRANGEMENTS AND COLORS.

2. MATERIAL:
HOUSING: THERMOPLASTIC; COLOR: SEE SHEET 2
CONTACT: COPPER ALLOY

3. MODIFICATIONS: PCB MOUNT

4. SPECIFICATIONS:
3.1 CURRENT RATING: 13 AMPS
3.2 OPERATING TEMPERATURE: -55°C TO +125°C
3.3 DIELECTRIC WITHSTANDING VOLTAGE: LESS THAN 2
MILLIAMPS CURRENT LEAKAGE @ 1500 VOLTS AC.
3.4 INSULATION RESISTANCE: 1000 MEGOHMS MIN @ 25°C.
3.5 MOISTURE RESISTANCE: IP67 ( MATED CONDITION )
3.6 MATING CYCLE DURABILITY: 100 CYCLES
3.7 RoHS COMPLIANT

5. MATING PART: AT06-08SX* PLUG
(X=AB,C,DKEYS; * = MODIFICATIONS AND COLORS )

6. ALL DIMENSIONS ARE FOR REFERENCE USE ONLY.
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2) Tolerances ara &s follows:
1PLDEC :0.30 | Fractions +1/64
2PLEOEC £0.16 | Angles 1"

EC :0.08

3) Note reference =

seermenlo | Amphenol

AN SULLENZHANG | 07INOVI1S
CHEGKED: ORIONLI 07NQVIS Sine Systems - www.amphenol-sine.com

ENGINEER. 44724 Morley Drive

MATERIAL!

- Clinton T hip, MI 48036
RO TONNKE | QTNOVITS on Townerle

CUSTONER: RECEPTACLE, 8 PIN,

PCB, BOARD MOUNT
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P/N AT04-08PA-BMXX

KEY-A CONFIGURATION

COLOR: GREY

KEYWAY
(2) PLACES
AT04-08PA-BMXX VARIANTS
CONTACT| POTTING OR NOT
PLATING | INRESERVOIR | PART NUMBER
GOLD | NOPOTTING | ATO408PABMOT
GOLD POTTING | ATOA0BPABMO2
NCKEL | NOPOTTING | ATO4-0BPA-EMO3
NICKEL | POTTING | ATO408PAEMD4

P/N AT04-08PB-BMXX
KEY-B CONFIGURATION

COLOR: BLACK

KEYWAY
{2) PLACES

AR
et

ATO04-08PB-BMXX VARIANTS

PLATING | IN RESERVOIR | PART NUMBER
GOLD | NOPOTTING | AT0408PB-BMO1
GOLD POTTING | ATO408PBEMO2
NICKEL | NOFOTTING | AT040GPE-BMO3
NICKEL |  POTTING | ATO408PBEMO4

REVISIONS
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P/N AT04-08PC-BMXX P/N AT04-08PD-BMXX
KEY-C CONFIGURATION KEY-D CONFIGURATION
COLOR: GREEN COLOR: BROWN -
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AT04-08PC-BMXX VARIANTS AT04-08PD-BMXX VARIANTS 3
CONTACT| POTTING OR NOT CONTACT | POTTING OR NOT 2
PLATING | IN RESERVOIR PART NUMBER PLATING | IN RESERVOIR PART NUMBER I
GOLD NO POTTING AT04-08PC-BMO1 GOLD NOPOTTING AT04-08PD-BMO1 —
a
GOLD POTTING AT04-08PC-BM02 GOLD POTTING AT04-08PD-BM02 2
NICKEL NO POTTING AT04-08PC-BM03 NICKEL NOPOTTING AT04-08PD-BM03 =
NICKEL POTTING AT04-08PC-BM04 NICKEL POTTING AT04-08PD-BM04 ?
SEE PARTNUMBER CHART k]
PART NUMBER DESCRIPTION ITEM | =~
QUANTITY MATERIALS LIST I
UNLESS OTHERWISE SPECIFIED SIGNATURES | DATE
2 overances are oa tonown: ERAWN: SULLENZHANG | 0TNOVI1S Al I . p h e n O I
il el
3 PLDEC +0.08 Angles = ORIONLI 07INOVAS Sine Systems - www.amphenol-sine.com
3) Note reforence = ENGINEER 44724 Morley Drive
n Clinton T hip, Ml 48036
S RO TONNKE | QTNOVITS on Toumene.
CUSTONER: RECEPTACLE, 8 PIN,
THIS DRAWING IS SUPPLIED FOR PCB, BOARD MOUNT
INFORMAT ION ONLY. DESIGN FEATURES,
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peacea sesmuerars. B C- | AT04-08PX-BMXX  |A1
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