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Color: Black Color: White Color: Black Hole Dia. “G ll-{kg} 'YP' Thickness aa A" Dia. B” C D” Dia. E fh.‘ No.
SR-2024B SR-2024W SRVO-2024B 024 - 047 (0.6 - 1.2) .09 (2.4) A1(2.8)
SR-2032B SR-2032W SRVO-2032B 051-.079 (1.3-2) 13(3.2) 15(3.8)
SR-2040B SR-2040W SRVO-2040B .083 - .087 083-110(2.1-2.8) 16 (4) 22 (5.5)
SR-2048B SR-2048W SRV0-2048B (2.1-2.2) el 114 - 142 (2.9 - 3.6) 8042 | W) .19 (4.8) xR .22 (5.5)
SR-2056B SR-2056W SRVO-2056B 146 - 173 (3.7 - 4.4) 22 (5.6) 28(7.2)
SR-2064B SR-2064W SRVO-2064B 173 -.197 (4.4 -5) .25 (6.4) 28(7.1)
SR-2632B SR-2632W SRVO-26328 039-.079(1-2) 13 (3.2) .18 (4.5)
SR-2642B8 SR-2642W SRVO-2642B 079-.118(2-3) 17 (4.2) .18 (4.5)
SR-2648B SR-2648W SRVO-2648B .106 - .110 .106 - 142 (2.7 - 3.6) .19 (4.8) 24 (6.1)
SR-26558 | SR2655W | SRVO-26558 27-28 MO0  [Fai-te9Ga-a3| 1976 | 9504 s | 129 2560 X
SR-2664B SR-2664W SRVO-2664B 169 - 205 (4.3 - 5.2) .25 (6.4) 31(7.8)
SR-2672B SR-2672W SRVO-2672B .201 - .236 (5.1 - 6) .28 (7.2) 31(7.8)
SR-3035B SR-3035W SRVO-3035B 039-.079(1-2) .14 (3.5) 20 (5.1)
SR-3045B SR-3045W SRVO-3045B 079-.118(2-3) 18 (4.5) 24 (6.1)
SR-30558 SR-3055W SRVO-3055B 118-.157(3-4) 22 (5.6) 24 (6.1)
SR-30658 SR-3065W SRVO-3065B 122-.126 .157-.194 (4-5) .26 (6.5) 28 (7.1)
17.6 (8 252 (6.4) | 063(1.6 A18(3
SR-3075B SR-3075W SRVO-3075B (31-32) @ 197 - 236 (5 - 6) 64) (18 .30 (7.5) ® .35 (9)
SR-3080B SR-3080W SRVO-3080B 217 - 256 (5.5 - 6.5) 32(8) .35 (9)
SR-3090B SR-3090W SRVO-3090B 256 - .295 (6.5 - 7.5) 35(9) .43 (11)
SR-31008 SR-3100W SRVO-3100B 295 - 335 (7.5 - 8.5) .39 (10) .43 (11)
SR-3535B SR-3535W SRVO-3535B 047 - .083(1.2-2.1) .14 (3.5) 20(5.1)
SR-3545B SR-3545W SRVO-3545B 083-.118(2.1-3) .18 (4.5) 24 (6.1)
SR-3550B SR-3550W SRVO-3550B T 106 - .142 (2.7 - 3.6) 20 (5) 24(6.1)
SR-3555B SR-3555W SRVO-3555B '(3 -4 3 n 26.4 (12) 118-.157(3-4) 252(6.4) | 063(1.6) | .22(5.6) | .138(35) | .28(7.1)
SR-35608 SR-3560W SRVO-3560B i 146 - 181 (3.7 - 4.6) 24 (8) 28(7.1)
SR-3570B SR-3570W SRVO-3570B A77 - 217 (45 - 5.5) 28 (7.2) .351(9)
SR-35808 SR-3580W SRVO-3580B 217 - 256 (5.5 - 6.5) 32(8) .36 (9.1)
SR-4050B SR-4050W SRVO-4050B 098 - .138 (2.5 - 3.5) 20 (8) 28 (7.1)
SR-4060B SR-4060W SRVO-4060B 138 - .177 (3.5 - 4.5) 24(6) 28(7.1)
SR-4070B SR-4070W SRVO-4070B 161~ Aes A77- 217 (4.5 -5.5) 28(7.2) .35 (9)
SR-4080B SR-4080W SRVO-4020B . @1 "‘ 2) 44.0 (20) 217-.256(55-6.5) | .315(8) | .071(1.8) 32 (8) 157 (4) .35 (9)
SR-4090B SR-4090W SRVO-4090B e 256 - 295 (6.5 - 7.5) 35(9) .43 (11) 2
SR-4100B SR-4100W SRVO-4100B 295 - 335(7.5-8.5) .39 (10) 43 (11)
SR-4120B SR-4120W SRVO-4120B 354 - .413 (9 - 10.5) 47 (12) 55 (14)
SR-5045B SR-5045W SRVO-5045B 059 - 098 (1.5 -2.5) .18 (4.5) .26 (6.5)
SR-50558 SR-5055W SRVO-5055B 098 - .138 (2.5 - 3.5) .22 (5.6) .26 (6.5)
SR-5065B SR-5065W SRVO-5065B —— 138 - 177 (3.5 - 4.5) .26 (6.5) 34 (8.5)
SR-5075B SR-5075W SRVO-5075B ! (5.1 - :52) 55.0 (25) A77-.217(45-5.5) | .354(9) | .087(2.2) | .30(7.5) 197 (5) 34(8.5)
SR-5085B SR-5085W SRVO-5085B S 1S 217 - 256 (5.5 - 6.5) .34 (8.5) 41 (10.5)
SR-5095B SR-5095W SRVO-5095B 256 - 295 (6.5 - 7.5) .37 (9.5) .41 (10.5)
SR-5105B SR-5105W SRVO-5105B 295 - 335(7.5 - 8.5) .41 (10.5) 47 (12)
SR-6060B SR-6060W SRVO-6060B .240 - 244 098 - .157 (2.5 - 4) 098 (2.5) 24 (6) .35(9)
SRB-60208 SR-s080W SRVO-6080B (6.1 - 6.2) — - 138 - 217 (3.5 - 5.5) . 118 (3) 32(8) e .39 (10)
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