120P

series

LAG

O Stainless steel

O Top plate fixing

O Medium duty pressed stainless steel construction
O Forged central pin

O Plastic swivel seal

19135

whi | fitted | swivel | tread wheel load plain bore wheel roller bearing wheel ball bearing wheel
dia | height | radius | width centre tyre capacity | swivel fixed rep whi swivel fixed rep whi | swivel fixed rep whi
80 105 75 25 polypropylene | elastic grey rubber 56 15304G 15504G 131046 152546 15454G 13154G
30 nylon 150 1127 171177 4021 17102 17152 401X
25 nylon polyurethane 100 21127 21177 9064 21102 21152 9034X
24 | nylon polyurethane 120 19127 19177 4520
100 125 87 30 polypropylene | elastic grey rubber 85 153086 15508G 13108G 152586 154586 131586
30 | nylon 150 17130 17180 4022 17105 17155 4012X
30 nylon polyurethane 150 21130 21180 9068 21106 21155 9038X
30 | nylon polyurethane 150 19130 19180 4521 19105 19155 451X
125 153 103 37 | polypropylene | elastic grey rubber 110 153126 155126 13112G 152626 15462G 13162G
153 103 30 nylon 150 17131 17181 4093 17106 17156 4063X
160 12 40 nylon 250 17132 17182 4023 17107 17157 4013X
160 112 40 nylon 250 17133 t 17183 t 4023 17108 t 17158 t 4013X
153 103 30 nylon polyurethane 150 2113 21181 9072 21106 21156 9042X
160 112 30 nylon polyurethane 230 21132 21182 9072 21107 21157 9042X
160 112 30 | nylon polyurethane 230 21133 21183 t 9072 21108 t 21158 t 9042X
153 103 30 | nylon polyurethane 150 19131 19181 4522 19106 19156 4512X
160 12 30 | nylon polyurethane 250 19132 19182 4522 19107 19157 4512X
160 112 30 | nylon polyurethane 250 19133 19183 t 4522 19108 t 19158 t 4512X
140 176 121 37 polypropylene | elastic grey rubber 130 15317G 155176 13118G 152676 154676 13168G
37 polypropylene | elastic grey rubber 130 153186t |[15518Gt1 | 13118G 15268Gt | 15468Gt | 13168G
150 181 126 40 polypropylene | elastic grey rubber 150 153216 15521G 13122G 15271G 154716 131726
40 polypropylene | elastic grey rubber 150 153226t | 155226t | 13122G 15272Gt+ | 15472Gt+ | 131726
40 nylon 250 17135 17185 4024 17110 17160 4014X
40 | nylon 250 17136 1 17186 1 4024 17111 t 17161 t 4014X
40 | nylon polyurethane 250 21135 21185 9076 21110 21160 9046X
40 nylon polyurethane 250 21136 t 21186 t 9076 2111 1 21161 9046X
40 | nylon polyurethane 250 19135 19185 4523 19110 19160 4513X
40 | nylon polyurethane 250 19136 1 19186 1 4523 19111 ¢ 19161 4513X
175 215 146 50 nylon 370 17139 17189 4028 17114 17164 4018X
40 nylon polyurethane 370 19139 19189 4524 19114 19164 4514X
180 218 148 45 polypropylene | elastic grey rubber 190 153326 15532G 131326 152826 154826 131826
200 240 159 50 polypropylene | elastic grey rubber 230 153366 15536G 13136G 152866 15486G 131866
50 nylon 370 17142 17192 4027 17117 17167 4017X
50 nylon polyurethane 370 21142 21192 9084 21117 21167 9054%
50 | nylon polyurethane 370 19142 19192 4527 19117 19167 4517X
Standard fixings Adaptions
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® @ % @ @ ® @ Swivel & wheel brake
Swivel Foot operated pedal brakes both
80mm 100mm 125mm Swivel Sutvel swivel head and wheel
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80mm 100mm 125mm

Fixed

125mm 140mm 150mm

@ marked "t" %

140mm 150mm

except "t"
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[ =102 x 83mm
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7] =135x 110mm
# =105 x 80mm

Fixed

175mm 180mm 200mm

B =135x 110mm
@ =105 x 80mm

=76 x 55mm =105 x 75mm =105 x 76mm <oy :
g - M8 : — 96 ¥56mm % - M10 Fitted as standard to all swivel castors
T =m10 Pl

@ Head seal
Prevents ingress of dirt and dust
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