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Y-bearing plummer block units

SYWK 40 YTH
Material Composite for food and b
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Calculation data
Basic dynamic load rating C 26 kN
Basic static load rating Co 19 kN
Fatigue load limit Py 0.8 kN
Limiting speed 2800 r/min

(with shaft tolerance h6)

Mass
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Mass bearing unit

Mountin( information
Hexagonal key sil e for grub screw

"lecommended tightening tor(ue for grub screw
"lecommended diameter for attachment bolts mm

Jecommended diameter for attachment boltsinch
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0.91 kg
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6.5 Nm
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