PDP21-FBP PROFIBUS DP-VO FieldBusPlug
PDP22-FBP PROFIBUS DP-V1 FieldBusPlug b

V6 Technical Description

4. Technical Data (continued)

4.7 Accessories

Type Description Order number

PDX11-FBP.100 PROFIBUS DP Extension Cable 1m 1SAJ924001R0010
PDX11-FBP. 300 PROFIBUS DP Extension Cable 3m 1SAJ924001R0030
PDX11-FBP.500 PROFIBUS DP Extension Cable 5m 1SAJ924001R0050

3
4 ~ 4
PDF11-FBP. 050 PROFIBUS DP Cable with Female Connector 1SAJ924002R0005
PDM11-FBP.050 PROFIBUS DP Cable with Male Connector 1SAJ924003R0O005

PDC11-FBP.999 PROFIBUS DP Round Cable 100 m

PDM11-FBP.0 PROFIBUS DP Male Assembling Connector 1SAJ924005R0001
PDF11-FBP.0 PROFIBUS DP Female Assembling Connector 1SAJ924006R0001

Note: Mount carefully. Loose contact causes communication problems. Instruction see below.
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PDV11-FBP.0 PROFIBUS DP Feed-In Connector Code B-A 1SAJ924008R0O0O1
PDV12-FBP.0 PROFIBUS DP Feed-In Connector Code A-A 1SAJ924011RO001
PDV11, ) — L ¢ 1! 24VDC (brown)
PDV12, Bus-N =A(green) _ 5 mumm—! L ¢ 21 Bus-N = A (green)
Circuit |3 — . ¢ 3—10VDC (blue)
: Bus-P =B (red) —-4 s —C 4 —Bus-P = B (red)
diagram | 5 m—— —C 5— Shield wire
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