TLI. | Hook clamps TLV. ‘ Hook clamps

Steel or stainless steel

Steel or stainless steel

INOX JIRv4

INOX
S 1

STANDARD EXECUTIONS STANDARD EXECUTIONS

- TLLZ: zinc-plated steel. - TLV.Z: zinc-plated steel. 2
- TLL.SST: AISI 304 stainless steel. - TLV.SST: AISI 304 stainless steel.

SPECIAL EXECUTIONS ON REQUEST SPECIAL EXECUTIONS ON REQUEST

Hook clamps in unplated steel or nickel-plated steel. Catch brackets in different shapes and finishes.

Radial strength tests
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TLILZ TLV.Z
Max. working Load at Max. working Load at
Code Description load breakage 52 Code Description load breakage 52
[N] [N] NI [N "
420131 TLI.Z-13.5/90 500 900 28 420243  TLV.Z-15/56+R 550 1000 23 2
S
[:}
STAINLESS STAINLESS -
TLI.SST INOX TLV.SST INOX
420132 TLI.SST-13.5/90 500 900 28 420242  TLV.SST-15/56+R 550 1000 23 1431

Models all rights reserved in accordance with the law. Always mention the source when reproducing our drawings and photos.
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