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PART NUMBER REV.
SML—-LXLT1206GC—TR D
REV. | E.C.N. NUMBER AND REVISION COMMENTS DATE
A [ EC.N. #10BRDR. & REDRAWN. 3.30.98
B | EC.N. #10695. 1.8.01
C | EcN. #10967. 3.14.03
D |ECN. #11148. 3.17.05
ELECTRO-OPTICAL CHARACTERISTKCS TA=25C  If=20mA
PARAMETER MIN VP MAX  UNITS  TEST COND
PEAK WAVELENGTH 565 nm
FORWARD VOLTAGE 21 28 Vi
REVERSE VOLTAGE 5.0 Ve lp=100pA
AXIAL INTENSITY bil med  1f=20mA
VIEWING ANGLE bil I theto
EMITTED COLOR: GREEN
EFOXY LENS FINISH: WATER CLEAR
LIMITS OF SAFE OPERATION AT 257
PARAMETER MAX LINITS
PEAK FORWARD CURRENT* 160 mA
STEADY CURRENT 75 mA
POWER DISSIPATKON 100 m
DERATE FROM 25 -12 mi/C
OPERATING TEMP. ~30T0 +85 '
STORAGE TEMP. —40T0 +85 '
* < 1MpS
NOTES:
1, THE CATHODE IS ORIENTED
TOWARDS THE TAPE SPROCKET HOLE.
@

CAUTION: MOISTURE SENSIMVE DEVIGE
PER JEDEC LEVEL 4 STANDARDS

®

CNVCONTIROLLELD LOCUMENT

*UNLESS OTHERWSE SPECIFED TOLERANGES PER DENAL PRECISION ARE: X=+1 (10.039), XX=20.5 (£0120), XXX=2025 (£0.010), X)X=£0.127 (10005). LEAD SZE=2Q05 (0002, LEAD LENGTH=0.75 (£0.030). MN= FOECNAL PRECBIN yuy - 4000 e e
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CONFIDENTAL INFDRNATION
THE INFORMATION CONTANED IN THIS DOGUNENT 15 THE PROPERTY OF
LUMEX INC.  EXGEFT AS SPECFIALLY AUTHGRIZED IN WRITNG BY LUNEX
INC., THE HALDER OF THS DOGUMENT SHALL KEEP ALL INFORMATION
CONTANED HEREIN CONFIDENTIAL AND SHALL PROTECT SAME IN WHOLE CR

IN PART FROM DBCLASURE AND DISSENNATIDN T30 ALL THRD PARTES.

290 E. HELEN ROAD
PALATINE, IL 600687—6976
PHONE: +1.B47.359.2790
L Us WEB: www.lumex.com
.| TW WEB: www.lumex.com.tw

3.0mm x 1.6mm PGB SURFACE MOUNT LED WITH LENS, BELABILITY NITE DRAWN BY: | CHECKED BY: |APPROVED BY:|DATE: 1.27.97
565nm GREEN LED, “SOLDER HEAT 15 A MAJCR CASE OF EARY AND TURE FALUFE, PAGE: 1 OF 1
WATER CLEAR LENS, TAPE AND REEL. PLEASE. PAY ATIENTION 10 YOUR SGLDERNG. PROCESS. cr SCALE:  N/A




