ZODF CONT PlN CRMP SNAP v/ ACTIVE

AMPLIMITE
TE Part # 5-66506-3
TE Internal #: 5-66506-3

View on TE.com >

Connectors > D-Shaped Connectors > D-Sub Connector Contacts

Contact Type: Pin

Contact Size: 20

Contact Base Material: Brass

Contact Mating Area Plating Material: Gold Flash over Nickel

Termination Method to Wire & Cable: Crimp

Features

Product Type Features

Product Type
Grade
Connector System

Connector & Contact Terminates To

Contact Features

Pin Diameter

PCB Contact Termination Area Plating Material
Contact Type

Contact Size

Contact Base Material

Contact Mating Area Plating Material

Contact Current Rating (Max)
Termination Features

Termination Method to Wire & Cable
Mechanical Attachment

Contact Retention in Housing

Wire Insulation Support

Dimensions

t. For support call+1 800 522 6752

Contact
Standard
Cable-to-Cable

Wire & Cable

30 pin

1.02 mm

Gold

Pin

20

Brass

Gold Flash over Nickel

2 A

Crimp

Crimp Snap-In
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https://www.te.com/usa-en/plp/Zn6k.html
https://www.te.com/usa-en/product-5-66506-3.html

20DF CONT PIN CRMP SNAP

TE Part # 5-66506-3
TE Internal #: 5-66506-3

06 in
Post Diameter 2.16 mm
Accepts Wire Insulation Diameter Range 1.27 —1.52 mm[.05 = .06 in]
Wire Size 2 —.6 mm?
Usage Conditions
Operating Temperature Range -55-105 °C[-67 — 221 °F]
Operation/Application
Circuit Application Signal
Packaging Features
Packaging Quantity 500
Packaging Method Reel
Product Compliance
For compliance documentation, visit the product page on TE.com>
EU RoHS Directive 2011/65/EU Compliant
EU ELV Directive 2000/53/EC Compliant
China RoHS 2 Directive MIIT Order No 32, 2016 No Restricted Materials Above Threshold
EU REACH Regulation (EC) No. 1907/2006 Current ECHA Candidate List: JAN 2019
(197)
Candidate List Declared Against: JAN 2019
(197)
Halogen Content Low Halogen - Br, Cl, F, | <900 ppm per
homogenous material. Also BFR/CFR/PVC
Free
Solder Process Capability Not applicable for solder process capability

Product Compliance Disclaimer

This information is provided based on reasonable inquiry of our suppliers and represents our current actual knowledge
based on the information they provided. This information is subject to change. The part numbers that TE has identified as
EU RoHS compliant have a maximum concentration of 0.1% by weight in homogenous materials for lead, hexavalent
chromium, mercury, PBB, PBDE, DBP, BBP, DEHP, DIBP, and 0.01% for cadmium, or qualify for an exemption to these
limits as defined in the Annexes of Directive 2011/65/EU (RoHS2). Finished electrical and electronic equipment products
will be CE marked as required by Directive 2011/65/EU. Components may not be CE marked.Additionally, the part
numbers that TE has identified as EU ELV compliant have a maximum concentration of 0.1% by weight in homogenous
materials for lead, hexavalent chromium, and mercury, and 0.01% for cadmium, or qualify for an exemption to these limits
as defined in the Annexes of Directive 2000/53/EC (ELV). Regarding the REACH Regulations, TE's information on SVHC in
articles for this part number is still based on the European Chemical Agency (ECHA) ‘Guidance on requirements for
substances in articles’'(Version: 2, April 2011), applying the 0.1% weight on weight concentration threshold at the finished
product level. TE is aware of the European Court of Justice ruling of September 10th, 2015 also known as O5A (Once An
Article Always An Article) stating that, in case of ‘complex object’, the threshold for a SVHC must be applied to both the
product as a whole and simultaneously to each of the articles forming part of its composition. TE has evaluated this ruling
based on the new ECHA “Guidance on requirements for substances in articles” (June 2017, version 4.0) and will be
updating its statements accordingly.
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20DF CONT PIN CRMP SNAP

TE Part # 5-66506-3
TE Internal #: 5-66506-3

Compatible Parts

TE Part # 58448-2 TE Part # 169424-1 TE Part # 91503-1 TE Part # 91285-1
PRO CR. ASSY AMPLIMITE ~ HD20 R.F.HANDTOOL CERTICRIMP 2,SAHT INSERT/EXTRACT TOOL
S 9357 HD20 20-28 ASSEMBLY
)
\\§>C)(D//
TE Part # 1579007-9 TE Part # 58448-3
EXTRACTION TOOL PRO-CRIMPER DIE

Customers Also Bought
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TE Part #164900-5 TE Part #5241734002 TE Part #2296206-4 TE Part #928037-2
LOCK.POST ASSY.KIT NETM1000-5-0-SP 4P FH PLUG VAL-U-LOK /P MT TAND BU GEH
FH GWT/VO

i u
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TE Part #928038-2 TE Part #9-1879627-3 TE Part #162313-000 TE Part #/-826199-0
2X7P MT TAND BU GEH H4P 68K 1% 100PPM TXR47AB0O0-2010Al GUIDE PART
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https://www.te.com/usa-en/product-7-826199-0.html
https://www.te.com/usa-en/product-162313-000.html
https://www.te.com/usa-en/product-9-1879627-3.html
https://www.te.com/usa-en/product-928038-2.html
https://www.te.com/usa-en/product-928037-2.html
https://www.te.com/usa-en/product-2296206-4.html
https://www.te.com/usa-en/product-5241734002.html
https://www.te.com/usa-en/product-164900-5.html
https://www.te.com/usa-en/product-58448-3.html
https://www.te.com/usa-en/product-1579007-9.html
https://www.te.com/usa-en/product-91285-1.html
https://www.te.com/usa-en/product-91503-1.html
https://www.te.com/usa-en/product-169424-1.html
https://www.te.com/usa-en/product-58448-2.html
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TE Part #829427-3 TE Part #1366094002
RV100 COVER KIT NETM1000-10-0-SP
Documents

Product Drawings
20DF CONT PIN CRMP SNAP

English

CAD Files
Customer View Model
ENG_CVM_CVM_5-66506-3_CE_c-5-66506-3-ce.3d_stp.zip

English
3D PDF
3D

Customer View Model
ENG_CVM_CVM_5-66506-3_CE_c-5-66506-3-ce.2d_dxf.zip

English

Customer View Model
ENG_CVM_CVM_5-66506-3_CE_c-5-66506-3-ce.3d_igs.zip

English

Product Specifications
Application Specification

English
Application Specification

English

Product Environmental Compliance
TE Material Declaration

English

Instruction Sheets
Instruction Sheet (U.S.)

English
Instruction Sheet (U.S.)
English
Instruction Sheet (U.S.)
English
Instruction Sheet (U.S.)

English
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https://www.te.com/usa-en/product-1366094002.html
https://www.te.com/usa-en/product-829427-3.html
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+Drawing%7F66506%7FAT%7Fpdf%7FEnglish%7FENG_CD_66506_AT.pdf%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+View+Model%7FCVM_5-66506-3%7FCE%7F3d_stp.zip%7FEnglish%7FENG_CVM_CVM_5-66506-3_CE_c-5-66506-3-ce.3d_stp.zip%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+View+Model%7FCVM_5-66506-3%7FCE%7Fpdf%7F3D%7F3D_CVM_CVM_5-66506-3_CE_c-5-66506-3-ce-3d.pdf%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+View+Model%7FCVM_5-66506-3%7FCE%7F2d_dxf.zip%7FEnglish%7FENG_CVM_CVM_5-66506-3_CE_c-5-66506-3-ce.2d_dxf.zip%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+View+Model%7FCVM_5-66506-3%7FCE%7F3d_igs.zip%7FEnglish%7FENG_CVM_CVM_5-66506-3_CE_c-5-66506-3-ce.3d_igs.zip%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Specification+Or+Standard%7F114-40030%7FD%7Fpdf%7FEnglish%7FENG_SS_114-40030_D.pdf%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Specification+Or+Standard%7F114-10000%7FV%7Fpdf%7FEnglish%7FENG_SS_114-10000_V.pdf%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Product+Compliance%7FMD_5-66506-3%7FB%7Fpdf%7FEnglish%7FENG_PC_MD_5-66506-3_B.pdf%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Specification+Or+Standard%7F408-7694%7FA%7Fpdf%7FEnglish%7FENG_SS_408-7694_A.pdf%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Specification+Or+Standard%7F408-7514%7FE%7Fpdf%7FEnglish%7FENG_SS_408-7514_E.pdf%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Specification+Or+Standard%7F408-9357%7FE%7Fpdf%7FEnglish%7FENG_SS_408-9357_E.pdf%7F5-66506-3
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Specification+Or+Standard%7F408-9404%7FD%7Fpdf%7FEnglish%7FENG_SS_408-9404_D.pdf%7F5-66506-3
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