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1. CONNECTOR MATES WITH ANY 37 POSN PLUG IN AMPLIMITE™
oERIES.

A MOLDED PARTS: FLAME RETARDANT 94V-0 RATED
THERMOPLASTIC, BLACK.
SHELL: STEEL PER ASTM ATOS
CONTACTS: PHOSPHOR BRONZE FPER QQ-B-750
EYELETS: BRASS
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10° TYP - CYELETS: TIN
BOARDLOCKS: TIN-LEAD
T (T\S\ \ [NSERTS AND SCREWLOCKS: CLEAR CHROMATE
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TYP ﬁ SCREWLOCKS & [NSERTS WILL WITHSTAND 4 IN-LBS TORQUE
v 20 LBS PULL OUT FORCE FROM MATING FACE SIDE.
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