
Operating temperature range
Sleeve Colour Black
Sleeve Material PET
Flammability VW-1 / UL1441
Tensile strength ≥55000psi
Moisture adsorption ≤0.08%
Melt temperature 240±10℃
Low temperature flexibility -70℃

Braided Cable Sleeve

DESCRIPTION:

Made of high tensile environment-friendly PET monofilament

Excellent in retractility, flexibility and endurance

Flame retardant, high-temperature, high pressure and UV resistant

APPLICATIONS:
For the binding and protection of various wiring for cars, internal wiring for computers, optical fiber, cable and speaker wire.

SPECIFICATION:

Fungus resistance No growth
Environmental protection standard RoHS
Fold diameter 22 mm ± 4 mm 
Diameter of single fiber 0.20 mm ± 0.02 mm  
Weave density 8.0 ± 1 

-50°C~150°C
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DimensionsPRODUCT RANGE:

Art. Nr.

RND 465-00732

Outer diameter
 (mm) 

3/1*0.25*24 
RND 465-00733 4~8 3/ 1*0.20*32 
RND 465-00734 4~8 4/ 1*0.25*32 
RND 465-00735 6~8 4/ 1*0.20*40 
RND 465-00736 6~12 5/1*0.25*40 
RND 465-00737 7~14 5/1*0.20*48 
RND 465-00738 7~14 6/1*0.25*48 
RND 465-00739 8~16 6/1*0.20*56 
RND 465-00740 4~8 6/3*0.20*24 
RND 465-00741 8~16 7/1*0.25*56 
RND 465-00742 9~18 7/1*0.20*64 
RND 465-00743 9~18 8/1*0.25*64 
RND 465-00744 10~12 8/1*0.20*72 
RND 465-00745 4~8 8/3*0.25*24 
RND 465-00746 5~10 8/3*0.20*32 
RND 465-00747 10~12 10/1*0.25*72 
RND 465-00748 5~10  10/3*0.25*32 
RND 465-00749 7~14  10/3*0.20*40 
RND 465-00750 7~14  12/3*0.25*40 
RND 465-00751 8~16  12/3*0.20*48 
RND 465-00752 8~16  14-16/3*0.25*48 
RND 465-00753 10~12  14-16/3*0.20*56 
RND 465-00754 12~24  18-20/3*0.20*64 
RND 465-00755 10~12  18-20/3*0.25*56 
RND 465-00756 12~24  22/3*0.25*64 
RND 465-00757 15~30  22/3*0.20*72 
RND 465-00758 15~30  25/3*0.25*72 
RND 465-00759 18~35  25/4*0.20*64 
RND 465-00760 18~35  28/4*0.25*64 
RND 465-00761 20~50  32/4*0.25*72 
RND 465-00762 25~55  36/5*0.25*64 
RND 465-00763 30~60  40/5*0.25*72 

25/ 3*0.25*72  --8
A   B     C   D    E 

A- Flat width of tube(fold diameter)
B- Fiber number of each group
C- Diameter of single fiber
D- Number of group
E- The points of 1 inch flat tube (weave density)

Braided Cable Sleeve

Reel Length

200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
200 m
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200 m

200 m
100 m
100 m

3~6 
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