Detector
Vertical Type

RoHS
Compl

HOW TO ORDER

(AT e T [ ]Hm
Package:
T/R = Tape & Reel
RoHS & Lead Free Solderable
Cover
C=With Post
[“]=Without Post
; Height :
Detector Switch— 1=5.30mm
2=3.80mm

SPECIFICATION

MECHANICAL

Storage Temperatu
ELECTRICAL
Electrical Life: 100,

DETECTOR SWITCH

Mechanical Life: 100,000 cycles

Operation Force: 40gf max.

Stroke : 3.90mm max. < Stem Height 5.30mm>
2.60mm max. < Stem Height 3.80mm>

ENVIRONMENTAL

Operation Temperature Range : -10 C to +60 C

re Range : -20 C to +70 C

000 cycles.

Rating: 1mA, 5VDC.

PACKAGE

ATE-1[][J-T/R: 900 pcs/reel
ATE-2[K-T/R: 900 pcs/reel
ATE-2[ ]-T/R: 1200 pcs/reel
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General Tolerance: +0.2mm( +0.008")
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General Tolerance: +0.2mm( +0.008")
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