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The figure shows a version of the

article

Plug-in bridge, non-adjacent, Number of positions: 16, Pin assignment: 1, 6, 11, 14, Color: red

Key commercial data

Packing unit 1
T
47046356"862035
Custom tariff number 85389099
Technical data
Technical data
Color red
Number of positions 16
Pin assignment 1,6,11, 14
Pitch 8.20 mm

Maximum load current

32 A (The current values for the jumpers can deviate when used in
different modular terminal blocks. The precise values can be found in the
accessories data for the respective modular terminal blocks.)

Classifications

eCl@ss
eCl@ss 4.0 272607xx
eCl@ss 4.1 27260701
eCl@ss 5.0 27260701
eCl@ss 5.1 27260701
eCl@ss 6.0 27141140
eCl@ss 7.0 27141140
ETIM
ETIM 4.0 EC000489
ETIM 5.0 EC000489
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Classifications

ECPH(ENIX

UNSPSC

UNSPSC 6.01 30211801
UNSPSC 7.0901 39121432
UNSPSC 11 39121432
UNSPSC 12.01 39121432
UNSPSC 13.2 39121432

Phoenix Contact 2015 © - all rights reserved
http://www.phoenixcontact.com

10/02/2015 Page 2/2



https://www.phoenixcontact.com/gb/products/3033822
https://www.phoenixcontact.com/gb/products/3033822

