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CHEMICAL PROTECTION Nitrile

GUIDE 7014

SINGLE USE |ULTRA-THIN

Versatile disposable nitrile gloves with excellent splash resistance
and a textured surface for superior grip. Comprehensive protection
against chemicals, microorganisms, and viruses. The nitrile glove
composition and ergonomic design enhance comfort and tactile
sensitivity. Water and oil-proof, with a non-chlorinated exterior for
maximum grip. Approved for contact with all types of food.

» Type B Chemical » Ergonomic ambidex- » Safe for food handling
Protection trous design » 100 pieces by weight

» Microbiological and » Great tactile sensitivity per dispenser box
virus protection » Water and oilproof » 100 pieces by weight

» Excellent splash resi-  » Textured surface for a per dispenser box
stance better grip
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CHEMICAL PROTECTION
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ART.NO DESCRIPTION BOX CARTON UNIT AVAILIBLE IN PAIR/PCS
223591083 GLOVE GUIDE 7014 7 1 10 Pcs No
223591084 GLOVE GUIDE 7014 8 1 10 Pcs No
223591085 GLOVE GUIDE 7014 9 1 10 e No
223591086 GLOVE GUIDE 7014 10 1 10 Pcs No
223591087 GLOVE GUIDE 7014 11 1 10 Pes No
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