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T/C Colour Code  +Positive Contact -Negative Contact Allied RS order
Type (IEC) (alloy type) (alloy type) Code Code

K Green +Nickel Chromium -Mickel Alloy 70644389 455-9742
J Black +lron -Copper Nickel 70644385 455-9691
T Brown +Copper -Copper Nickel 70644400 455-9900
E Violet +Nickel Chromium -Copper Nickel 70652495 774-7210
N Pink +Nickel/Chro/Silicon  -Nickel Silicon 70644394 455-9815
R/S Orange +Copper -Copper Alloy 70644398 455-9871
B Grey +Copper -Copper 70652497 774-7217
Copper White +Copper -Copper 70644382 455-9657

Accessories

1 Way Fascia Panel Allied: 70641749 RS: 236-4148
2 Way Fascia Panel Allied: 70643877 RS: 397-1731
3 Way Fascia Panel Allied: 70643878 RS: 397-1753 (shown opposite)
4 Way Fascia Panel Allied: 70643879 RS: 397-1769 |
6 Way Fascia Panel Allied: 70641750 RS: 236-4154
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ORDERING INFORMATION

MODEL Allied Code RS ORDER NUMBER
FINE WIRE WELDER 70825788 363-0351
Spare Carbon Electrodes (x5) for 1.1mm 250V Fine Wire Welder 70656473 814-0184

RS143/0816

IEC PTFE Insulated Twin Twisted Pair Thermocouple Cable

Available in Thermocouple Types K, J T& N

 —
—
Type 'K’

T/C Type Conductors Cores
J 1/0.2mm +Black/-White
J 1/0.2mm +Black/-White
J 1/0.315mm  +Black/-White
J 1/0.315mm  +Black/-White
K 1/0.315mm  +Green/-White
K 1/0.315mm  +Green/-White
T 1/0.315mm  +Brown/-White
T 1/0.315mm  +Brown/-White
J 1/0.508mm  +Black/-White
J 1/0.508mm  +Black/-White
K 1/0.508mm  +Green/-White
K 1/0.508mm  +Green/-White
J 7/0.2mm +Black/-White
K 7/0.2mm +Green/-White
T 7/0.2mm +Brown/-White
N 7/0.2mm +Pink/-White

.‘_-“
Type T
Reel Length Allied code RS order code
25 metres 70657194 827-5980
50 metres 70657195 827-5984
25 metres 70657198 827-5993
50 metres 70657199 827-5996
25 metres 70657200 827-6000
50 metres 70657205 827-6019
25 metres 70657208 827-6028
50 metres 70657206 827-6022
25 metres 70657197 827-5990
50 metres 70657201 827-6003
25 metres 70657203 827-6012
50 metres 70657204 827-6016
25 metres 70657202 827-6006
25 metres 70657207 827-6025
25 metres 70657209 827-6031
25 metres 70657210 827-6034

RS —M https://uk.rs-online.com/ 4 S 77 i



i B AR AR P

=

Conductors Cores Jacket Reel Length Allied RS order code
Code

Extension:

KX 7/0.2mm +Green/-White Green 10 metres 70657084 827-5615

KX 7/0.2mm +Green/-White Green 25 metres 70641729 236-3820

KX 7/0.2mm +Green/-White Green 50 metres 70657085 827-5619

KX 7/0.2mm +Green/-White Green 100 metres 70646156 611-7889

KX 7/0.2mm +Green/-White Green 200 metres 70657088 827-5628

1% 7/0.2mm +Black/-White Black 10 metres 70641640 219-4753

1% 7/0.2mm +Black/-White Black 25 metres 70657078 827-5592

1% 7/0.2mm +Black/-White Black 50 metres 70657079 827-5596

1% 7/0.2mm +Black/-White Black 100 metres 70641737 236-3915

1% 7/0.2mm +Black/-White Black 200 metres 70657081 827-5606

T 7/0.2mm +Brown/-White Brown 10 metres 70641637 219-4703

T 7/0.2mm +Brown/-White Brown 25 metres 70641734 236-3870

T 7/0.2mm +Brown/-White Brown 50 metres 70657095 827-5653

T 7/0.2mm +Brown/-White Brown 100 metres 70651749 762-1146

TX 7/0.2mm +Brown/-White Brown 200 metres 70657098 827-5662

MX 7/0.2mm +Pink/-White Pink 10 metres 70641635 219-4668

MX 7/0.2mm +Pink/-White Pink 25 metres 70657091 827-5637

X 7/0.2mm +Pink/-White Pink 50 metres 70657089 827-5631

X 7/0.2mm +Pink/-White Pink 100 metres 70657092 827-5640

Conductors Cores Jacket Reel Length Allied RS order code
Code
Compensating:
VX (KCB) 7/0.2mm +Green/-White Green 10 metres 7OR57082 B827-5609
VX (KCB) 7/0.2mm +Green/-White Green 25 metres 70641629 219-4551
VX (KCB) 7/0.2mm +Green/-White Green 50 metres FORST0OB0 827-5603
VX (KCB) 7/0.2mm +Green/-White Green 100 metres 70641630 219-4573
VX (KCB) 7/0.2mm +Green/-White Green 200 metres 70657083 827-5612
VX [KCB) 13/0.2mm +Green/-White Green 10 metres 70657086 827-5621
VX (KCB) 13/0.2mm +Green/-White Green 25 metres 70657087 827-5625
VX (KCB) 13/0.2mm +Green/-White Green 50 metres 70657090 827-5634
VX (KCB) 13/0.2mm +Green/-White Green 100 metres 70651750 762-1152
U (RCA) 7/0.2mm +Orange/-White Orange 10 metres FO65T7096 827-5656
U (RCA) 7/0.2mm +0Orange/-White Orange 25 metres 70646158 611-7902
U (RCA) 7/0.2mm +Orange/-White Orange 50 metres 70657097 827-5659
U (RCA) 13/0.2mm +0Orange/-White Orange 10 metres 70641641 219-4769
U (RCA) 13/0.2mm +Orange/-White Orange 25 metres 70657093 827-5643
U (RCA) 13/0.2mm +Orange/-White Orange 50 metres 70657094 827-5647
RS143/0816
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T/C Type
KX
KX
KX

KX
KX
KX

KX
KX
KX

T
TX
TX

T
TX
TX

Conductors
1/0.2mm
1/0.2mm
1/0.2mm

7/0.2mm
7/0.2mm
7/0.2mm

1/0.3mm
1/0.3mm
1/0.3mm

1/0.3mm
1/0.3mm
1/0.3mm

1/0.2mm
1/0.2mm
1/0.2mm

Cores

+Yellow/-Red
+Yellow/-Red
+Yellow/-Red

+Yellow/-Red
+Yellow/-Red
+Yellow/-Red

+Yellow/-Red
+Yellow/-Red
+Yellow/-Red

+Blue/-Red
+Blue/-Red
+Blue/-Red

+Blue/-Red
+Blue/-Red
+Blue/-Red

Reel Length
25 metres
50 metres
100 metres

25 metres
50 metres
100 metres

25 metres
50 metres
100 metres

25 metres
50 metres
100 metres

25 metres
50 metres
100 metres

Allied code
70656106
70656111
70656109

70656110
70656113
70656114

70656104
70656107
70656108

70656121
70656126
70656124

70656125
70656128
70656129

RS order code
314-0030
314-0049
814-0042

814-0046
814-0055
814-0058

814-0024
814-0033
814-0036

814-0080
814-0099
814-0092

814-0096
814-0106
814-0109

ANSI PVC Thermocouple Extension & Compensating Cable

PVC Insulated Flat Pair (ANSI M(C96.1)

Type KX

Type JX

Type TX
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T/C Type Conductors  Cores Jacket Reel Length  Allied RS order code
code
Extension:
KX 7/0.2mm +Yellow/-Red Yellow 25m 70656102 814-0018
KX 7/0.2mm +Yellow/-Red Yellow 100 m 70656105 814-0027
KX 7/0.2mm +Yellow/-Red Yellow 200 m 70656103 814-0020
X 7/0.2mm + White/-Red Black 25m 70656096 813-9995
X 7/0.2mm + White/-Red Black 100 m 70656098 814-0005
IX 7/0.2mm + White/-Red Black 200 m 70656099 814-0008
X 7/0.2mm +Blue/-Red Blue 25m 70656119 814-0074
T 7/0.2mm +Blue/-Red Blue 100 m 70656122 814-0083
T 7/0.2mm +Blue/-Red Blue 200 m 70656123 814-0086
Compensating:
VX (KCB) 7/0.2mm +Yellow/-Red Yellow 25m 70656127 814-0103
VX (KCB) 7/0.2mm +Yellow/-Red Yellow 100 m 70656130 814-0112
VX (KCB) 7/0.2mm +Yellow/-Red Yellow 200 m 70656131 814-0115
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	面板安装插座连接器

