Product data sheet 9001KP7A9
Characteristics round pilot light @ 30 - amber - incandescent
BA 9s - 220/240 V AC - IP66
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Range of product Harmony 9001K 15%
Product or component type Pilot light g
Device short name 9001K %
S
Complementary _ §
Bezel material Chromium plated metal E E §
Mounting diameter 30 Mm § gé
Shape of signaling unit head Round % gg
Lens type Domed plastic %é g
Cap/operator or lens colour Amber gg%
Light source Incandescent %J »E é
Bulb base BA 9s 528
Light block supply Via integral transformer 220...240 V AC 50/60 Hz 6 V) § ;‘;g
Connections - terminals Screw clamp terminals, 1 x 0.22...2 x 1.5 mm? conforming to IEC 60947-1 ?)é’ é’,
Tightening torque 0.8 N.M conforming to IEC 60947-1 § %:E;
Shape of screw head Cross slotted g % 8
Shape of screw head Cross slotted % ég
Operating position Any position g E 2
[Ui] rated insulation voltage 250 V (pollution degree 2) conforming to IEC 60947-1 % é_g
[Uimp] rated impulse withstand voltage IEC 60947-1 2.5 kV 4? E g
Short-circuit protection 10 A cartridge fuse conforming to IEC 60947-5-1 é % ?‘EE
Light source Incandescent £§38
[Ith] conventional free air thermal current 10A gé E
CAD overall width 54 Mm S = g
CAD overall height 70 Mm ; 2 %
CAD overall depth 42 Mm £ E é
[Us] rated supply voltage 220...240 VAC é g }:C:
Net weight 0.21Kg 2 % e
Device presentation Complete product g E g
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Neither Schneider Electric Industries SAS nor any of its affiliates or subsidiaries shall be responsible or liable for misuse of the information contained herein.


http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page

Environment

Standards

EN/IEC 60947-1
CSA C22.2 No 14
EN/IEC 60947-5-1
JIS C 852

UL 508

JIS C8201-5-1
EN/IEC 60947-5-4
JIS C8201-1

Product certifications

UL 508
NEMA

Protective treatment

Ambient air temperature for storage

TC
-40...70 °C

Ambient air temperature for operation

-25...70 °C

Vibration resistance

Shock resistance

7 gn (f= 2...500 Hz) conforming to IEC 60068-2-6
50 gn conforming to IEC 60068-2-27

Overvoltage category

Class Il conforming to IEC 61140

IP degree of protection

IP66 conforming to IEC 60529

NEMA degree of protection NEMA 1
NEMA 12
NEMA 13
NEMA 2
NEMA 3
NEMA 3R
NEMA 4
NEMA 6

Packing Units

Package 1 Weight 226.796 G

Package 1 Height 4.900 Cm

Package 1 width 5.900 Cm

Package 1 Length 9.401 Cm

Offer Sustainability

Sustainable offer status

Green Premium product

REACh Regulation

e

EU RoHS Directive

Pro-active compliance (Product out of EU RoHS legal scope) e

Mercury free Yes
RoHS exemption information 7]
China RoHS Regulation iy
Environmental Disclosure &7

WEEE

The product must be disposed on European Union markets following speci-
fic waste collection and never end up in rubbish bins

Contractual warranty

Warranty

18 months
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http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=680470&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=680470&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=680470&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=680470&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=680470&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP121006EN
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e panel thickness: 1 to 6 mm / 0.04 to 0.24 in.
' Product Life Status : Commercialised
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